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NOTES:

1. C515 SELECTED FOR BEST

FLATNESS FOR

4.7 pF NOMINAL VALUE.
2. 74HCT PARTS CAN REPLACE

74LS PARTS.
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D flip flop having 16ns propagation delay which i have to replace with having 3 to 1ns. And the output of this replaced one have to drive a switching transistor. That transistor has to produce the same output as D flip flop produce.
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