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Subject: [Fui: LDOs P/ TPS7360x - fived output versons

T need your OK 1o use the fixed outputs TPS73601 (or perhaps the TPS73615) - very low dropout voltage indeed | - to create a DC Constant Current source (without having to incur into a large voltage
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drop across it), i.e. using their fixed output voltage across a fixed resistor as shown below:

Of course, the Zener voltage value will guarantee the dropout and all other design parameters will be strictly observed, efc..





