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~ Measurements

Duty Cycle: 40135 % +/-04%
Frequency: 16.2162 kHz +/-01%

~ Analyzers -
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~ Measurements

Duty Cycle: 89.055 % +/-04%
Frequency: 35.9820 kHz +/-02%

~ Analyzers
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~ Measurements

Duty Cycle: 85124 % +/-05%
Frequency: 49.587 kHz +/-03%

~ Analyzers -





