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SCHEMATIC, 400VIN 5V/15V 5W AUX BIAS SUPPLY
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WARRENVILLE, IL. 60555

27715 DIEHL RD.

VAUXSEC

15V/0.33A MAX

GND

-VIN

For 12V Output, R9 = 4.42K

For 15V Output, R9 = 3.40K

5V/0.25A MAX

NOTE: Total Power from both outputs < 5W
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