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(Vout= 0.8 * ( 1+ R1/ R2 ) )

Note: Place all components within
this block close toghether

INPUT TO TPS54231

SUPPLY VOLTAGE 4.5 V  TO  15V 

BATTERY MANAGEMENT BLOCK

Vout= 5V, 2A
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