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Fabrication Layer and Board Outline

MTL: FR4

Layers: 4

Thickness: .063 +,- 10%
Copper 2 o2 all layers
Fimish: Gold

Solder Mask: Green both sides
Silkscreen: White both sides

Hole Size: +,- .002
Min Trace width: .008
Min Spacing: .008
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