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Com-network type 2A:
Input voltage[V] Zero (Rc=36kohm Cc=820pF)
boost pol(Re=36Kohm cf=10pF)

Vout-nominal =1.2V
7 Vout (load 2A to 300mA)=[1.22V (1.66% error)
T Allowed voltage drop out =5%
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