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C223

+/-10%
10V

10uF

C0603

C223

+/-10%
10V

10uF

C0603

C229
4700pF/50V
C0603

C229
4700pF/50V
C0603

C249

+/-10%
10V

47uF

C1210

C249

+/-10%
10V

47uF

C1210

VR4

TPS54560DDA

SOP9-L5XW4XH1.75-P1.27
VR4

TPS54560DDA

SOP9-L5XW4XH1.75-P1.27

SW
8

P
W

R
P

O
9

GND
7

FB
5

COMP
6

RT/CLK
4

VIN
2

EN
3

BOOT
1

R192
49.9 1%
R0603

R192
49.9 1%
R0603

R178
16.9K 1%
R0603

R178
16.9K 1%
R0603

R174
+/-5% 1/8W

0

R1206

R174
+/-5% 1/8W

0

R1206

R170
10.2K  1%
R0603

R170
10.2K  1%
R0603

C211
2.2uF/100V

C1210

C211
2.2uF/100V

C1210

C218

2.2uF/100V
C1210

C218

2.2uF/100V
C1210

R171
53.6K 1%
R0603

R171
53.6K 1%
R0603

C191 100nF/100V/NC
C0603

C191 100nF/100V/NC
C0603

R175
442K 1%
R0603

R175
442K 1%
R0603

+

C221
330uF/63V
CAP13X26

+

C221
330uF/63V
CAP13X26

C231

+/-10%
10V

47uF

C1210

C231

+/-10%
10V

47uF

C1210

C214
47pF/50V
C0603

C214
47pF/50V
C0603

R177
90.9K 1%
R0603

R177
90.9K 1%
R0603

C225 100nF/100V
C0805

C225 100nF/100V
C0805

L14
7.2uH

L7.3X6.8

L14
7.2uH

L7.3X6.8

R172
243K 1%
R0603

R172
243K 1%
R0603

C224

10uF/100V
C1210

C224

10uF/100V
C1210

C236
2.2uF/100V

C1210

C236
2.2uF/100V

C1210

C239

+/-10%
10V

47uF

C1210

C239

+/-10%
10V

47uF

C1210

D5
B560C
SMC

D5
B560C
SMC

1
2


