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D3

5.6V

3
1

U1

LM-5010A.

1
2
3
4
5
6
7

14
13
12
11
10
9
8

NC
SW
BST
ISEN
SGND
RTN
NC

NC
Vin
Vcc

Ron/SD
SS
FB
NC

R9
POT21

1

2

3

GREEN LED (Charged)

R1

95.3kohm

D2

5.6V

3
1

R8

C4
100nF

J3

Switch

1 2

R7

1K

L1

100uH

C1

100nF

R5
10K

U3

LM 339

1
2
3
4
5
6
7

14
13
12
11
10
9
8

OUTPUT 2
OUTPUT  1
V +
INPUT 1-
INPUT 1+
INPUT 2-
INPUT 2+

OUTPUT 3
OUTPUT 4

GND
INPUT 4+
INPUT 4-
INPUT 3+
INPUT 3-

C7

4.7uF

C6
2.2nF C2

22uF/200V

R10

POT21

1

2

3

R4

1 mohm

J2

Input

1
2

R2

2.37Kohm

C5
47nF

R3
1 Kohm

J1

Output

1
2

D1
100V

LD1

RED LED (Charging)

R6

10K

C3
4.7nF


