
CLK_25MHZ

CLKGEN_PR0

CLKGEN_PR1

CLKGEN_OD0

CLKGEN_OD1

CLKGEN_OD2

CLKGEN_OS0

CLKGEN_OS1

CLK_156MHZn

CLK_156MHZpC47 0.1uF 16V

C46 0.1uF 16V

C37
10uF
6.3V

C39
0.1uF
16V

C41
0.1uF
16V

C42
0.1uF
16V

C40
0.1uF
16V

C38
10uF
6.3V

C50
10uF
6.3V

C48
10uF
6.3V

U3

CDCM61001RHBT

1
NC

2
NC

3
NC

4
VCC_OUT

5
OUTN

6
OUTP

7
CE

8
NC

9
VCC_VCO

10
OS1

11
OS0

12
RSTN

13
OD0

14
OD1

15
OD2

16
VCC_PLL2

17
REG_CAP2

18
VCC_PLL1

19
REG_CAP1

20
VCC_IN

21
XIN

22
GND1

23
OSC_OUT

24
NC

25
PR0

26
PR1

27
NC

28
NC

29
NC

30
NC

31
NC

32
NC

33
GND_PAD

NF1

BLM18EG221SN1

1 2

X3

DSX321G25.000000M11

1

23

4

3R3V_CLKGEN_PLL3R3V

3R3V

3R3V

3R3V

3R3V

3R3V

3R3V_CLKGEN_PLL

C351
0.1uF
16V

C349
10uF
6.3V

3R3V_CLKGEN_VCO3R3V
NF28

BLM18EG221SN1

1 2

3R3V_CLKGEN_VCO

C348
0.1uF
16V

R82 10Kohm

R101
100ohm

NO STUFF

R78 10Kohm

R71 10KohmNO STUFF

R83 10KohmNO STUFF

R72 10Kohm

R74 10Kohm

R73 10Kohm

R77 10KohmNO STUFF

R425 10Kohm
NO STUFF

R84 10Kohm

R75 10KohmNO STUFF

R76 10Kohm

R80 10KohmNO STUFF
R81 10KohmNO STUFF

R426 10Kohm

R79 10KohmNO STUFF

          PRESCALER  FEEDBACK
 PR1 PR0  DIVIDER    DIVIDER
  0   0      3         24
  0   1      5         15
* 1   0      3         25
  1   1      4         20

             OUTPUT 
 OD2 OD1 OD0 DIVIDER
  0   0   0    1
  0   0   1    2
  0   1   0    3
* 0   1   1    4
  1   0   0  Reserved
  1   0   1    6
  1   1   0  Reserved
  1   1   1    8

 OS1 OS0 OUTPUT TYPE
  0   0  LVCMOS, OSC_OUT Off
* 0   1  LVDS,   OSC_OUT Off
  1   0  LVPECL, OSC_OUT Off
  1   1  LVPECL, OSC_OUT On

INPUT  PRESCALER FEEDBACK OUTPUT   OUTPUT
(MHz)  DIVIDER   DIVIDER  DIVIDER  (MHz)
 25       3        25       4      156.25
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