
LINN

LINP

RINP

RINN

LINP[2]

LINN[2]

RINN[2]

RINP[2]

PW_D [2]

LINNAMP[2]

LINPAMP[2]

RINPAMP[2]

RINNAMP[2]

+12V

+12V

+12V+12V

+12V

+12V

3.3V

Title

Size Document Number Rev

Date: Sheet                   of 

007-02012 BLUE  ASSY D0

Iselqui Technology srl

A3

1 3Wednesday, November 14, 2012

Via Matteo Ricci 32

60126 Ancona (AN)

BLUE_STEREO_PANEL- AMP STEREO
Title

Size Document Number Rev

Date: Sheet                   of 

007-02012 BLUE  ASSY D0

Iselqui Technology srl

A3

1 3Wednesday, November 14, 2012

Via Matteo Ricci 32

60126 Ancona (AN)

BLUE_STEREO_PANEL- AMP STEREO
Title

Size Document Number Rev

Date: Sheet                   of 

007-02012 BLUE  ASSY D0

Iselqui Technology srl

A3

1 3Wednesday, November 14, 2012

Via Matteo Ricci 32

60126 Ancona (AN)

BLUE_STEREO_PANEL- AMP STEREO

closed
open

closed

open

0 ohm

SD1

AGND8

LINN4

FAULT2

OUTNL 23

GAIN16

GVDD9

OUTPR 18

LINP3

GAIN05

OUTNR 20
BSNR 21AVCC7
BSNL 22

PGND1 19

PVCCR 15

PBTL14

BSPR 17
PLIMIT10

RINN11

RINP12

NC13 PVCCR1 16

PGND 24
OUTPL 25

BSPL 26
PVCCL 27

PVCCL1 28

U1

TPA3110D2

U1

TPA3110D2

1
2

J2

2 pin

J2

2 pin

L2

H1812V101R-10

L2

H1812V101R-10

C33

1 uF

C33

1 uF

R2
100 K
R2
100 K

C18
1 uF
C18
1 uF

C20
1nF
C20
1nF

L6

H1812V101R-10

L6

H1812V101R-10

C6

220 nF

C6

220 nF

Q3

SMBT2222A

Q3

SMBT2222A

1
2

J7

2 pin

J7

2 pin

1
2

J3

2 pin

J3

2 pin

1
2

J8

2 pin

J8

2 pin

L4

H1812V101R-10

L4

H1812V101R-10

R17 22 KR17 22 K

R21 22 KR21 22 K

C19
1 uF
C19
1 uF

C5
1 uF
C5
1 uF

C15
1nF
C15
1nF

R3
100 K
R3
100 K

C27
1 uF

C27
1 uF

C21

220 nF

C21

220 nF

SHDN 6

VDD 10

VO2 9IN2+7

VO1 1

GND 5BYPASS4

IN1-2

IN1+3

IN2-8

U2

TPA6112A2

U2

TPA6112A2

C29

22uF

C29

22uF

C24
1nF
C24
1nF

R4

10

R4

10

C32
1 uF

C32
1 uF

C4
1 uF
C4
1 uF

C3
100 nF
C3
100 nF

C64
1uF
C64
1uF

1
2

J4

0

J4

0

C17

330 pF

C17

330 pF

R5
100 K
R5
100 K

C31
1 uF

C31
1 uF

R12

10

R12

10

C13
1uF
C13
1uF

R105
10 K
R105
10 K

R20 22 KR20 22 K

1
2

J11

2 pin

J11

2 pin

C8

330 pF

C8

330 pF

C9
1nF
C9
1nF

R14 22 KR14 22 K

C14

220 nF

C14

220 nF

R19 22 KR19 22 K

C30

22uF

C30

22uF

C11

330 pF

C11

330 pF

+ C23
100 uF

+ C23
100 uF

L1

H1812V101R-10

L1

H1812V101R-10

1 2
J1

0

J1

0

C22

330 pF

C22

330 pF

C28
1 uF

C28
1 uF

C7
1nF
C7
1nF

R8

10

R8

10

R15 22 KR15 22 K

1
2

J10

2 pin

J10

2 pin

C16
1uF
C16
1uF

R13

10

R13

10

R18 22 KR18 22 K

R1
100 K
R1
100 K

L3

H1812V101R-10

L3

H1812V101R-10

C26
100 nF
C26
100 nF

R104
10 K
R104
10 K

+ C1
100 uF

+ C1
100 uF

C10

220 nF

C10

220 nF

L5

H1812V101R-10

L5

H1812V101R-10

C25
100 nF
C25
100 nF

R16 22 KR16 22 K

1
2

J5

0

J5

0

R7
10
R7
10

C2
1nF
C2
1nF


