[bookmark: _GoBack]How to run PCM5310 software if you have Windows 7

· Go To http://www.microsoft.com/windows/virtual-pc/download.aspx 
· Select your current system and desired language
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· Download and install Windows XP mode and Virtual PC
[image: ]
· Go to Start Menu  All programs Windows Virtual PC
[image: ]
· You should see the Windows XP mode Virtual PC application
[image: ]
· Copy TUSB4310 driver and PCM5310 software files in Virtual PC
[image: ]

· Install TUSB4310 driver and PCM5310EVM software
· Connect EVM to PC through USB Power up EVM board


· Attach TUSB4310 Boot Device
[image: ]

· Open 5310EVM.exe
[image: ]
· PC-EVM connection should show “Connected”
[image: ]
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Select your edition of Windows 7 and desired language for installation
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Download and install Windows XP Mode

Windows XP Mode requires downloading and installing the files below.

STEP
‘| Email Instructions ‘ ‘ Print Instructions

We recommend to bookmark this URL and Email or Print instructions before you reboot your system to complete

STEP
2

installation.

Windows XP Mode

Windows XP Mode is a
500 Mb file and may take
several minutes to
download.

STEP

Windows Virtual PC

Download

STEP

Windows XP Mode

Step 4 not needed if you
are running Windows 7
sP1

Which edition of Windows
do I have? @

Enables Windows XP
Mode for PCs without
Hardware Assisted
Virtualization Technology.
For more information, visit
the Frequently Asked
Questions page.
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