<Test report of IN2R/L on TLV320AIC3101EVM >
This report describes the test report regarding the issue of IN2R/L signal dropped under GND level.

1. Hardware configuration on AIC3101EVM
1.1.  Audio input settings

Audio signal (300Hz sign wave) input from IN2L (J7)

IN1L+ and IN1L- on J6 are connected to GND
1.2.  ADC output to DAC input
I2S signal from ADC is looped back to DAC by SW2 (USB I2S) and J10 (IN-OUT connected) settings.
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1.3.  Audio output settings
After DAC, Audio signal output to HPLOUT (J12).
2. Software setting
From GUI, the enclosed script was issued.

[image: image2.emf]AIC3101_IN1-HPOUT.txt


3. Issue

After issued the script above, the signal level on IN2L was dropped under GND level.
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4. Workaround
For this workaround, I tried to connect several value of resistor from TP7 (IN2L) to 3.3V (J3A) and AGND (TP1).
Here is the test report of each resistance case:

4.1.  1kohm resistance placed from TP7 to J3A and TP1.
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DC level has been raised, however AC signal was not seen
4.2.  4.7kohm resistance placed from TP7 to J3A and TP1.
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DC level has been raised, however AC amplitude was reduced than original input

4.3.   12kohm resistance placed from TP7 to J3A and TP1.
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DC level has been raised, however AC amplitude was still reduced than original input

4.4.  21k ohm resistance placed from TP7 to J3A and TP1.
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DC level has been raised, AC amplitude seems to be less than original input









_1437567181/AIC3101_IN1-HPOUT.txt
i i2cfast

w 30 00 00

w 30 01 80

w 30 02 00

w 30 03 91

w 30 04 10

w 30 05 6E

w 30 06 00

w 30 07 0A

w 30 08 C0

w 30 09 30

w 30 0A 00

w 30 0B 01

w 30 0C 00

w 30 0D 00

w 30 0E C0

w 30 0F 00

w 30 10 00

w 30 11 FF

w 30 12 FF

w 30 13 04

w 30 15 78

w 30 16 04

w 30 18 78

w 30 19 C0

w 30 1A 00

w 30 1B FE

w 30 1C 00

w 30 1D 00

w 30 1E FE

w 30 1F 00

w 30 20 00

w 30 21 00

w 30 22 00

w 30 23 00

w 30 24 00

w 30 25 C0

w 30 26 00

w 30 27 00

w 30 28 40

w 30 29 00

w 30 2A 9E

w 30 2B 00

w 30 2C 00

w 30 2D 00

w 30 2E 00

w 30 2F 80

w 30 30 00

w 30 31 00

w 30 32 00

w 30 33 0D

w 30 34 00

w 30 35 00

w 30 36 00

w 30 37 00

w 30 38 00

w 30 39 00

w 30 3A 06

w 30 3B 00

w 30 3C 00

w 30 3D 00

w 30 3E 00

w 30 3F 00

w 30 40 80

w 30 41 0D

w 30 42 00

w 30 43 00

w 30 44 00

w 30 45 00

w 30 46 00

w 30 47 00

w 30 48 06

w 30 49 00

w 30 4A 00

w 30 4B 00

w 30 4C 00

w 30 4D 00

w 30 4E 00

w 30 4F 02

w 30 50 00

w 30 51 00

w 30 52 00

w 30 53 00

w 30 54 00

w 30 55 00

w 30 56 00

w 30 57 00

w 30 58 00

w 30 59 00

w 30 5A 00

w 30 5B 00

w 30 5C 00

w 30 5D 00

w 30 5E 00

w 30 5F 00

w 30 60 00

w 30 61 00

w 30 62 00

w 30 63 00

w 30 64 00

w 30 65 00

w 30 66 02

w 30 67 00

w 30 68 00

w 30 69 00

w 30 6A 00

w 30 6B 00

w 30 6C 00

w 30 6D 00

w 30 6E 00

w 30 6F 00

w 30 70 00

w 30 71 00

w 30 72 00

w 30 73 00

w 30 74 00

w 30 75 00

w 30 76 00

w 30 77 00

w 30 78 00

w 30 79 00

w 30 7A 00

w 30 7B 00

w 30 7C 00

w 30 7D 00

w 30 7E 00

w 30 7F 00


