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Reference Requirement

[HDMI: Table 4-23] Single-ended low level output voltage, V| :
Source DC Characteristics at

TP1 if attached Sink supports only <=165MHz :

(AV; - 600MVolts) < Vi < (AV; — 400mVolts))

if attached Sink supports >165MHz :
(AV, — 700mVolts) < V, < (AV,. — 400mVolts)

Test Objective

Confirm that DC voltage levels on the HDMI link are within specified limits for each TMDS signal.
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» Test Summary

Index [ Test Name Lanes | Spec Range Meas Value | Result
1 7-2: Source Low Amplitude +(Supported Sinl <= 165MFiz) | D1+ | 2700V < VL < 2.900V; | 27050V Fass
2 7-2: Source Low Amplitude +(Supported Sinl <= 165MEz) | D2+ | 2.700V < VL < 2,900V, | 26675V Fail
3 7-2: Source Low Amplitude -(Supported Sink <= 165MHz) | D1- | 2700V < VL < 2.900V; | 26300V Fail
4 7-2: Source Low Amplitude -(Supported Sink <= 165MHz) | D2- | 2700V < VL < 2,900V, | 26950V Fail
5 7-2: Source Low Amplitude +(Supported Sinl <= 165MFiz) | CK+ | 2700V < VL < 2.900V; | 26500V Fail
6 7-2: Source Low Amplitude +(Supported Sink <= 165MFz) | DO+ | 2700V < VL < 2,900V, | 2 6450V Fail
7 7-2: Source Low Amplitude -(Supported Sink <= 165MHz) | CK- | 2700V < VL < 2.900V; | 26325V Fail
g 7-2: Source Low Amplitude -(Supported Sink <= 165MHz) | DO- | 2700V < VL < 2.900V; | 26750V Fail
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» Test Summary

Index [ Test Name Lanes | Spec Range Meas Value | Result
1 7-2: Source Low Amplitude +(Supported Sinl <= 165MFiz) | D1+ | 2700V < VL < 2.900V; | 26725V Fail
2 7-2: Source Low Amplitude +(Supported Sinl <= 165MEz) | D2+ | 2.700V < VL < 2,900V, | 26950V Fail
3 7-2: Source Low Amplitude -(Supported Sink <= 165MHz) | D1- | 2700V < VL < 2.900V; | 26875V Fail
4 7-2: Source Low Amplitude -(Supported Sink <= 165MHz) | D2- | 2.700V < VL < 2,900V, | 26700V Fail
5 7-2: Source Low Amplitude +(Supported Sinl <= 165MFz) | CK+ | 2700V < VL < 2.900V; | 26375V Fail
6 7-2: Source Low Amplitude +(Supported Sink <= 165MEz) | DO+ | 2.700V < VL < 2,900V, | 26600V Fail
7 7-2: Source Low Amplitude -(Supported Sink <= 165MHz) | CK- | 2700V < VL < 2.900V; | 26575V Fail
g 7-2: Source Low Amplitude -(Supported Sink <= 165MHz) | DO- | 2700V < VL < 2.900V; | 26350V Fail





