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Comment Description Designator Footprint LibRef Quantity
1uF Capacitor 24111C(534§8ng4c§,§2 WP_0805C Cap 9
C2, C3, C4, Ce, C7, C9,
10nF Capacitor E;g, g; gg, 54218, WP_0805C Cap 17
C42 C46,C51
16V/22uF Electrolytic Capacitor |C10, C11, C12, C49 WP_1206C ELECTRO1 4
0.1uF Capacitor C13, C50 WP_0805C CAP 2
Cap Capacitor C16, C26, C31 WP_0805C Cap 3
10uF C17, C19 WP_1206C CAP1 2
22uF C21 WP_1210C CAP1 1
100nF Capacitor C22, C45 WP_0805C Cap 2
Cap Capacitor Cc27 WP_1206CC Cap 1
1nF Capacitor C28, C30, C47 WP_0805C Cap 3
16V/22uF Electrolytic Capacitor |C33, C39 1206C ELECTRO1 2
0.1uF Capacitor C34 0805C CAP 1
10nF Capacitor C35, C36, C37 0805C Cap 3
1uF Capacitor C38 0805C Cap 1
SMAJ6.5CA DR1, DR2 WP_1812 VS 2
Inductor, Inductor, Inductor, Inductor,
:
[NoValue], [NoValue] : :
100R Inductor FB2, FB3 JY_0805R Inductor 2
FBMA-11-60608-601T |Inductor L1 JY_0805R Inductor 1
CONB80 Pl WP_IDCS80 CONB80 1
Header 4 Header, 4-Pin P2 WP_SIP4 Header 4 1
1K R1 WP_0805R RES 1
OR R2, R11, R12, R13 WP_0805R RES 4
20K R6, R7 WP_0805R RES 2
10R R10 WP_0805R RES 1
47R RP1, RP2, RP3 WP_RPS4 ZY_RSPZ4 3
AMS1117-2.5V Ul WP_SOT223 VOLTREG 1
TPS60400DBVR U2 WP_SOT23-5 TPS60400DBVR 1
REF5050AID U3 WP_SOIC8 REF5050AID 1
AT25128 U4 WP_SOICS8 Component_1 1
ADS1282IPW U5 WP_TSSOP28 ADS1282IPW 1
AR (4.096MHZ) U6 WP_CRISTAL AR R 1
BAV99 V1, V2 WP_SOT23B BAV99 2
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