Using the NDK as it is provided
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After rebuilding the NDK and changing my path to the directory when the NDK was rebuilt
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~ Introduction

SYS{BI0S s 2 scalable real-time kernel. It = desianed ta be used by applications that require real-time scheduing and
synchronization of reakine nstrumentation. SYS(BIOS provides preemptive mul-threading, hardware abstracton, reaktime
analysis, and configuration tooks. SYSJBIOS i designed to minimize memory and CPU requirements on the target.

~ Getting Started

Navigate to the Sustem Overview screen that depicts al
of the core modues n SYS{BIOS. You can add any of these.
modues to yaur canfiguratian by riht-clcking on it and
selecting "Use". You can configure any module by clcking
on . At miimum, two diferent views are then avaiable to
chosse from:

1. Basic. Thi view includes allof the configuration
settings that most users wil need.

2. Advanced. This view always includes every
canfiquraton setting n a generi table Format,

Note that you may freely move betueen the diferent
views, and selecting options in one view wil inmediately
Update the other views' settings. You may return to the
intal home view at any time by clcking on the Home icon in
the upper right corner of the confia ool window. Note that
various watnings about your configuration may sppear in
the CC5 Prablems windaw, I this window s not visbl, you
can make It 5o by selecting Window->Show View-
>Prablems.
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~ More Information

 BIOS User Guide. You can aso access this guids and the.
release notes from Code Composer Studo's menu Help-
Help Cartents and then selecting the SYS/EIOS back.
documentation tem.
API Reference. You can ako access this documentatian
from Code Compaser Studic's menu Help->Help Conterts
and then selecting "&P1 Reference" underneath Y5/
BIOS.

Tookips & Context Help. Each check bos, drop st e,
in the SYS/BI0S Grace pages correspands to a single
canfiguration perameter. Hover your mouse aver a fild
to'se2  summary of the parameter. O, right clck on the
field and select "Help"to be taken to the documentation
For that parameter n the "API Reference described
abave,

B0 wiki, Oniine atiles adiessing comman issues and
taske

Forums. For further support, you can post questions or

issues n the SYSIBIOS forum,
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synchronization of reakine nstrumentation. SYS(BIOS provides preemptive mul-threading, hardware abstracton, reaktime
analysis, and configuration tooks. SYSJBIOS i designed to minimize memory and CPU requirements on the target.

~ Getting Started

Navigate to the Sustem Overview screen that depicts al
of the core modues n SYS{BIOS. You can add any of these.
modues to yaur canfiguratian by riht-clcking on it and
selecting "Use". You can configure any module by clcking
on . At miimum, two diferent views are then avaiable to
chosse from:

1. Basic. Thi view includes allof the configuration
settings that most users wil need.

2. Advanced. This view always includes every
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Note that you may freely move betueen the diferent
views, and selecting options in one view wil inmediately
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can make It 5o by selecting Window->Show View-
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documentation tem.
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from Code Compaser Studic's menu Help->Help Conterts
and then selecting "&P1 Reference" underneath Y5/
BIOS.
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