memo_iwrl6432_ccs_dbg_problem

tool software version

https://dev.ti.com/tirex/explore/node?a=1AslXXD__1.30.00.05&node=A__AKZl2I1OiS5ssBNGpidsCQ__radar_toolbox__1AslXXD__1.30.00.05&placeholder=true
CCS12.5.0.00007_win64.zip
MMWAVE_L_SDK_05_03_00_02-Windows-x86-Install.exe

电源和microusb连接
电源型号
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烧录 empty.release.appimage

visualizer.exe C:\ti\MMWAVE_L_SDK_05_03_00_02\tools\visualizer\Low_power_visualizer_5.3.0.0
empty.release.appimage C:\ti\MMWAVE_L_SDK_05_03_00_02\examples\empty\xwrL64xx-evm\m4fss0-0_freertos\ti-arm-clang
sop S1.2==OFF S1.1==OFF
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按reset键
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sop S1.2==OFF S1.1==ON
按reset 显示 All tests have passed!!
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导入工程-helloworld
运行程序 ccstudio.exe 在目录< C:\ti\ccs1250\ccs\eclipse >
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调试工程 hello_world(Release) Cortex_M4_0: Can't Run Target CPU
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Cortex_M4_0: Can't Run Target CPU: (Error -1268 @ 0x1090001) Device is locked up in Hard Fault or in NMI. Reset the device, and retry the operation. If error persists, confirm configuration, power-cycle the board, and/or try more reliable JTAG settings (e.g. lower TCLK). (Emulation package 9.13.0.00201)
调试工程 hello_world(Debug)不能进入单步调试

按reset按键
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Board Switch Settings

Please configure the device as per the above image and press reset button to enter Flashing mode.
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61 System_init();

62 Board_init();
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64 /* This task is created at highest priority, it should create more tasks and then delete itself */

65  gMainTask = xTaskCreateStatic( freertos_main, /* Pointer to the function that implements the task. */

66 “freertos_main”, /* Text name for the task. This is to facilitate debugging only. */
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64 /* This task is created at highest priority, it should create more tasks and then delete itself */
/* Pointer to the function that implements the task. */

63
65  gMainTask = xTaskCreateStatic( freertos_main,
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