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	Reference Designators
	C1
	C10
	C11
	C12
	C13
	C14
	C15
	C16
	C17
	C18
	C19
	C2
	C20
	C21
	C22
	C23
	C24
	C3
	C4
	C5
	C7
	C8
	C9
	D1
	D2
	D3
	D4
	D5
	D6
	D7
	D8
	L1
	Q1
	Q2
	R1
	R10
	R11
	R12
	R13
	R14
	R15
	R16
	R17
	R18
	R19
	R2
	R20
	R21
	R22
	R23
	R24
	R25
	R26
	R27
	R28
	R29
	R3
	R30
	R4
	R5
	R6
	R7
	R8
	R9
	RT1
	T1
	TEMP2
	TP1
	TP2
	TP3
	TP5
	TP7
	TP8
	U1
	U2
	U3

	Nets - Connected component pins
	320V
	R14.1 (R14.1)
	C2.1 (C2.1)
	TP2.1 (TP2.1)
	C15.1 (C15.1)
	Q1.D (Q1.4)
	R9.1 (R9.1)
	C14.1 (C14.1)

	48V
	C1.1 (C1.1)
	R22.1 (R22.1)
	R24.1 (R24.1)
	D2.K (D2.K)
	C18.1 (C18.1)
	C17.1 (C17.1)
	C13.1 (C13.1)
	C4.1 (C4.1)
	D1.K (D1.K)
	C3.1 (C3.1)
	C5.1 (C5.1)
	TP8.1 (TP8.1)

	5VP
	R11.2 (R11.2)
	U1.5VP (U1.8)
	TP5.1 (TP5.1)
	C10.1 (C10.1)
	R12.1 (R12.1)

	BLK
	R10.1 (R10.1)
	U1.BLK (U1.3)
	C9.1 (C9.1)
	R25.2 (R25.2)

	FB
	U1.FB (U1.5)
	U2.COLLECTOR (U2.4)

	HO
	U1.HO (U1.15)
	R17.2 (R17.2)
	D4.K (D4.K)

	HS
	C23.2 (C23.2)
	U1.HS (U1.16)
	Q1.S (Q1.3)
	Q1.GS (Q1.2)
	R18.2 (R18.2)
	Q2.D (Q2.4)
	T1.10 (T1.10)

	LO
	U1.LO (U1.11)
	D3.K (D3.K)
	R19.2 (R19.2)

	N17018213
	R14.2 (R14.2)
	R13.1 (R13.1)

	N17018225
	R25.1 (R25.1)
	R13.2 (R13.2)

	N17018714
	R16.2 (R16.2)
	R17.1 (R17.1)
	Q1.G (Q1.1)
	R18.1 (R18.1)

	N17018771
	R20.1 (R20.1)
	R1.2 (R1.2)
	Q2.G (Q2.1)
	R19.1 (R19.1)

	N17019232
	C11.1 (C11.1)
	L1.1 (L1.1)
	C16.1 (C16.1)
	C14.2 (C14.2)

	N17019461
	U1.ISNS (U1.9)
	R15.1 (R15.1)
	C22.1 (C22.1)
	C11.2 (C11.2)

	N17019798
	RT1.1 (RT1.1)
	U1.BW_OTP (U1.4)
	R21.2 (R21.2)
	D6.A (D6.A)
	R3.1 (R3.1)
	R6.1 (R6.1)

	N17019810
	D7.ANODE (D7.1)
	R21.1 (R21.1)
	T1.15 (T1.15)

	N17020209
	L1.2 (L1.2)
	T1.12 (T1.12)

	N17020714
	D2.A (D2.A)
	D2.A_1 (D2.A_1)
	D2.A_2 (D2.A_2)
	D2.A_3 (D2.A_3)
	T1.1 (T1.1)
	T1.2 (T1.2)

	N17020744
	D1.A (D1.A)
	D1.A_1 (D1.A_1)
	D1.A_2 (D1.A_2)
	D1.A_3 (D1.A_3)
	T1.7 (T1.7)
	T1.8 (T1.8)

	N17026120
	C19.2 (C19.2)
	R22.2 (R22.2)
	D8.K (D8.K)
	R23.1 (R23.1)

	N17026170
	U2.ANODE (U2.1)
	R23.2 (R23.2)
	R27.1 (R27.1)

	N17026213
	R26.1 (R26.1)
	U2.CATHODE (U2.2)
	U3.CATHODE (U3.3)
	R27.2 (R27.2)

	N17026233
	C20.1 (C20.1)
	R24.2 (R24.2)
	R29.1 (R29.1)
	U3.REF (U3.4)

	N17026259
	C20.2 (C20.2)
	R26.2 (R26.2)

	N17028433
	C7.1 (C7.1)
	U1.TSET (U1.7)
	R12.2 (R12.2)
	R7.1 (R7.1)

	N17028574
	U1.HV (U1.1)
	R8.2 (R8.2)

	N17028578
	R4.2 (R4.2)
	R8.1 (R8.1)

	N17028583
	R4.1 (R4.1)
	R9.2 (R9.2)

	N17029028
	R11.1 (R11.1)
	U1.LL (U1.6)
	C8.1 (C8.1)
	R5.2 (R5.2)

	N17029248
	R30.2 (R30.2)
	D5.A (D5.A)

	N17029319
	C23.1 (C23.1)
	U1.HB (U1.14)
	D5.K (D5.K)

	N17033143
	U2.EMITTER (U2.3)
	R28.1 (R28.1)

	N170337501
	R16.1 (R16.1)
	D4.A (D4.A)

	N170339091
	D3.A (D3.A)
	R1.1 (R1.1)

	N17038348
	D6.K (D6.K)
	R2.1 (R2.1)

	PGND
	RT1.2 (RT1.2)
	TP7.1 (TP7.1)
	R10.2 (R10.2)
	C2.2 (C2.2)
	R20.2 (R20.2)
	C7.2 (C7.2)
	U1.GNDP (U1.10)
	R15.2 (R15.2)
	C22.2 (C22.2)
	R3.2 (R3.2)
	C9.2 (C9.2)
	C15.2 (C15.2)
	C8.2 (C8.2)
	C10.2 (C10.2)
	TP3.1 (TP3.1)
	C16.2 (C16.2)
	C21.2 (C21.2)
	R5.1 (R5.1)
	Q2.S (Q2.3)
	Q2.GS (Q2.2)
	R6.2 (R6.2)
	C24.2 (C24.2)
	R7.2 (R7.2)
	C12.2 (C12.2)
	R28.2 (R28.2)
	T1.14 (T1.14)

	SGND
	TP1.1 (TP1.1)
	C1.2 (C1.2)
	C19.1 (C19.1)
	C18.2 (C18.2)
	C17.2 (C17.2)
	C13.2 (C13.2)
	C4.2 (C4.2)
	D8.A (D8.A)
	R29.2 (R29.2)
	U3.ANODE (U3.5)
	C3.2 (C3.2)
	C5.2 (C5.2)
	C12.1 (C12.1)
	T1.5 (T1.5)
	T1.3 (T1.3)
	T1.6 (T1.6)
	T1.4 (T1.4)

	VCC
	R30.1 (R30.1)
	D7.CATHODE (D7.2)
	U1.VCCP (U1.12)
	R2.2 (R2.2)
	C21.1 (C21.1)
	C24.1 (C24.1)



