
 

PRODUCT DATASHEET 
 

 

Customer   

SAGEMCOM 
To 

M. DE LA CRUZ 
Customer P/N 

 
MYRRA P/N 

29607 

Product designation 

PUSH-PULL TRANS. – 1 : 1.1 – 3.3V – 100mA 

 

 

MECHANICAL CHARACTERISTICS - PINOUT 
 
 
 
 
 
 
 
 
 
 
 
  
 
 
 
 
 
 
 
 
 
 
 

Max. height : 10.5 mm Pins raw and pitch tolerances: +/- 0.2 mm General tolerances: +/- 0.5 mm 
 

Pins :  0.5 +/- 0.05 mm Pins length: 4.0 +/- 1.0 mm Pin missing : none 
 

 

 

ELECTRICAL CHARACTERISTICS 
 

 
 

Windings 
 

Values  Conditions  Tests 

Inductance 
(µH) 

P (1 - 5) 340 min. 100 kHz - 0.1 V 100 % 

Turns ratio 
(+/- 0 %) 

P / S 1 : 1.1  100 % 

V x t product (Et) 
(VµS) 

P1 or P2 11 typ.   

Polarity 1, 3, 8 and 10 In  phase  100 % 

Hi-pot 
(kV) 

P / S 5.0 50 Hz 100 % 

Resistance 
(mΩ) 

P 830 max. DC - 25°C Samp. 

Resistance 
(mΩ) 

S 900 max. DC - 25°C Samp. 

 

 

REMARKS 
 

 RoHS compliant 
 

 Class B transformer 
 

 P + Aux. / S :  
                                    Reinforced Insulation – PD2 – CTI 3 
                        Creepage distances ≥ 8.0 mm 
          5.0 kV dielectric test 
          Construction conforms to EN60950 & IEC61558-2-16  
    
 

 
 

 

T. BOUCHARD   Jun., 13th 2018 
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