Data rate is 100Mbps, NRZ, PRBS 2^23-1

U4 is SN65MLVD206 for 30 slot backplane, U21 is SN65MLVD206 for 8 slot backplane (slots 1-8 8 slot, slots 9-19 30 slot)

The lightly loaded case (LL) is as follows:  1,4,7,10,13 (29),16 (23),19 (20)

The fully loaded case (FL) is with all slots populated.

The optimal case (OL) is: 1,6,10 (29),14 (25),19 (20)

In the lightly loaded case:
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CH2 Bus at Node 1, CH1 RX output at node 1, Driver Slot 1, Lightly loaded
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CH2 Bus at Node 7, CH1 RX output at node 7, Driver Slot 1, Lightly loaded
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CH2 Bus at Node13, CH1 RX output at node 13, Driver Slot 1, Lightly loaded
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CH2 Bus at Node 19, CH1 RX output at node 4, Driver Slot 19, Lightly loaded

In the fully loaded case:
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CH2 Bus at Node 1, CH1 RX output at node 1, Driver Slot 1, Fully loaded
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CH2 Bus at Node 7, CH1 RX output at node 7, Driver Slot 1, Fully loaded
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CH2 Bus at Node 13, CH1 RX output at node 13, Driver Slot 1, Fully loaded
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CH2 Bus at Node 19, CH1 RX output at node 19, Driver Slot 1, Fully loaded

