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Measure P1:max(C1) P2:max(C2)
value 215V 33 mVv
status v v
C3 g
5.00 Vidiv 1.000 Vidiv 5.00 Vidiv 1.000 Vidiv Roll 50.0 ms/div Stop 1.00V
-15.00 V ofst -2.000 V ofst -5.00 V offset 0 mV offset 100kS 200kS/s Edge Positive




Measure
value
status
C1 DC1M
5.00 V/div
-15.00 V ofst

VIN=12V

P1:max(C1) P2:max(C2)
125V 67 mV

v v
-]

1.000 V/div 5.00 Vidiv 1.000 Vidiv
-2.000 V ofst -5.00 V offset 0 mV offset

P3:max(C3)
12.0V
v

A

P4:max(C4)
297V
.
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Roll
100 kS

50.0 ms/div Stop
200 kS/s Edge

1.00V
Positive
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Measure P1:freq(C1) P2:duty(C1) P3:max(C3) P4:max(C4)
value - - 12.0V 167 mV
status a a v v
c1 C:  EEm|cs  EEm)
2.00 V/div 2.00 Vidiv 5.00 Vidiv 5.00 V/div Roll 100 ms/div Stop 3.00V
-6.00 V offset -6.00 V offset -5.00 V offset 0.00 V offset 100kS 100kS/s Edge Positive




