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DSI Generator Timing | Casper Setting
Input Resolution 12805720
Display Resolution 12805720
Frame Rate 60
Pixel Size RGB88S
'DSTHS CLK 222MHz
THS-prepare 80ns
THS-zero 38505
Number of Lanes 4
HSYNC 40
HBPorch 220
HFPorch 110
VSYNC B
VBPorch 20
VEPorch B
Pixel Clock 7425MHz
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g_TimingStr.PixelClock = 148500;

g_TimingStr.Htotal = 3300;

g_TimingStr.Hactive = 25€0;

g_TimingStr.Hfp = 220;
imingStr.Hsw = 80;

1 TimingStr.Hbp = 440;

imingStr.Vtotal = 750;
rimingStr.Vactive = 720;
TimingStr.VEp ;
TimingStr.Vsw =
TimingStr.Vbp
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