
GND 5

VCC9
GND 24

GND 43

VCC46

USB 2.0 Type B Receptacle

C15 22pF, 50V
USB0D+

C16 22pF, 50V
USB0D-

C17 22pF, 50V
USB1D+

C18 22pF, 50V
USB1D-

C19 22pF, 50V
USB2D+

C20 22pF, 50V
USB2D-

C21 22pF, 50V
USB3D+

C22 22pF, 50V
USB3D-

C23 22pF, 50V
USB4D+

C24 22pF, 50V
USB4D-

C25 22pF, 50V
USB5D+

C26 22pF, 50V
USB5D-

C27 22pF, 50V
USB6D+

C28 22pF, 50V
USB6D-

C29 22pF, 50V
USB7D+

C30 22pF, 50V
USB7D-

22pF, 50V

C10
100nF, 16V

R71
15k  1%

C31
100nF, 16V

C13

33pF, 16V

C14

33pF, 16V

UXT1

UXT2

Q3

BSS84

R72
180E  1%

R70
11K  1%

USBSuspend

12
D3

Green, 3.2V, 140deg

1 2
D2

Red, 2V, 140deg
R24

510E  1%

12
D5

Green, 3.2V, 140deg

1 2
D4

Red, 2V, 140deg

12
D7

Green, 3.2V, 140deg

1 2
D6

Red, 2V, 140deg

1 2
D1

Red, 2V, 140deg
R22

510E  1%

R25
510E  1%

R26
510E  1%

USBSuspend

Green, 3.2V, 140deg

12
D8

Green, 3.2V, 140deg
R48

510E  1%

12
D9

Green, 3.2V, 140deg
R49

510E  1%

12
D10

Green, 3.2V, 140deg
R50

510E  1%

12
D11

Green, 3.2V, 140deg
R51

510E  1%

12
D12

Green, 3.2V, 140deg
R52

510E  1%

12
D13

Green, 3.2V, 140deg
R53

510E  1%

12
D14

Green, 3.2V, 140deg
R54

510E  1%

USBPwrON1

USBPwrON2

USBPwrON3

USBPwrON4

USBPwrON5

USBPwrON6

USBPwrON7

R60 15k  1%
R61 15k  1%
R62 15k  1%
R63 15k  1%
R64 15k  1%
R65 15k  1%
R66 15k  1%

USBOC1
USBOC2

USBOC4
USBOC3

USBOC5
USBOC6
USBOC7

GND 1

GND 5

C11
1uF, 16V

GND 1

GND 5

C12
1uF, 16V

R68
0E  1%R58 0E  1%

R67
0E  1%R57 0E  1%

USBBUSPower

USBGanged

USBHubCFG

USBPPwr

USBPDis

R69
0E  1%R59 0E  1%

USBMode



C34
100nF, 16V

C32

4.7uF, 16V

C33
22uF, 16V

USB 2.0 Type A Receptacle USB 2.0 Type A Receptacle

I/O11

I/O22
GND 3

5Vdc

I/O11

I/O22
GND 3

5Vdc
USB1OD+

USB1OD-

I/O11

I/O22
GND 3

5Vdc

I/O11

I/O22
GND 3

5Vdc

I/O11

I/O22
GND 3

5Vdc

I/O11

I/O22
GND 3

5Vdc

I/O11

I/O22
GND 3

5Vdc

I/O11

I/O22
GND 3

5Vdc

USBInD-

USBInD+

USB2OD+

USB2OD-

USB3OD-

USB3OD+

USB4OD+

USB4OD-

USB5OD+

USB5OD-

USB6OD+

USB6OD-

USB7OD+

USB7OD-

C37
100nF, 16V

C35

4.7uF, 16V

C36
22uF, 16V

62000511622

R78 1M  1%

C53 100nF, 16V

C54 1nF, 16V

R79 1M  1%

C55 100nF, 16V

C56 1nF, 16V

R76 1M  1%

C49 100nF, 16V

C50 1nF, 16V

R77 1M  1%

C51 100nF, 16V

C52 1nF, 16V

R80 1M  1%

C57 100nF, 16V

C58 1nF, 16V

C40
100nF, 16V

C38

4.7uF, 16V

C39
22uF, 16V

62000511622

C43
100nF, 16V

C41

4.7uF, 16V

C42
22uF, 16V

USB 2.0 Type A Receptacle USB 2.0 Type A Receptacle

C47

2.2pF, 50V

C48

2.2pF, 50V

C46
100nF, 16V

C44

4.7uF, 16V

C45
22uF, 16V


