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Soft Start:
T=C*VFB/Iss=0.01u*0.765/8u=1ms

VFB=0.765V
VCC1=VFB*(1+R102/R103)=5V

VFB=0.765V

VFB=0.765V
VCC2=VFB*(1+R107/R108)=3.3V

Turn on delay:
T=R104*C112=1.2ms

Turn on delay:
T=R109*C121=1.2ms

Turn on delay:
T=R112*C126=1.2ms

VFB=1.225V
VCC3=VFB*(1+R113/R114)=1.8V

VCC_ADP=12V
VCC1=5V
VCC2=VCC4=3.3V
VCC3=1.8V
Power Sequency：
12V -> 5V -> 3.3V -> 1.8V

P.S 視Layout需求Odd 
or Even port可以互換。

Turn on delay:
T=R120*C136=10ms
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