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Reserved (0)

1512 | Reserved
11:10 | DPPinAssignment 00b “Legacy’ DP, USB-C to DP cable (spec pin assignments E-F, if
supported)
01b “Legacy’ DP, USB-C to USB-C cable (spec pin assignments C-D, if
supported)
10b “New’ DP, USB-C to USB-C cable (spec pin assignments A-B, i
supported)
11b Reserved
9 DPSourceSink ob DP Source (DFP_D) connection requested (if supported by
configuration).
b DP Sink (UFP_D) connection requested (if supported by configuration)
8 DPConnection ob No DisplayPort connection
b DisplayPort connection (see above bits for more details)





