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Pin32 and Pin33:Differential SGMII Data Input. These pins 
receive data that is transmitted from the MAC to the PHY

Pin23 and Pin24:Differential SGMII Data Output. These 
pins transmit data from the PHY to the MAC

Master Mode

SFTY_100M_T1_P [515]
SFTY_100M_T1_N [515]

VDD_IO_3V3

VDD_IO_3V3

GND

GND

GND

GND

VDD_IO_3V3

GND

GND

VDD_IO_3V3

GND

GND

VDD_IO_3V3

SOC_MDIO1_MDC[462,486]
SOC_MDIO1_MDIO[462,486]

ENET_INTSn[486]
ENET_PORZ_OUT[486]

SOC_SGMII6_TX_P[453]
SOC_SGMII6_TX_N[453]

SOC_SGMII6_RX_P[453]
SOC_SGMII6_RX_N[453]

R60471 DNP_4.53K DNP

U60214

DP83TC815RHARQ1

VDDMAC
22

VDDA3P3
11

TX_CTRL
29

VDDIO
34

TX_CLK
28

TX_D0/TX_M
33

TX_D1/TX_P
32

TX_D2
31

TX_D3
30

RX_CTRL
15

RX_ER
14

RX_CLK
27

RX_D0
26

RX_D1
25

RX_D2/RX_P
24

RX_D3/RX_M
23

VDD1P0
21

DNC
17GPIO_3
18GPIO_4
19GPIO_5
20

TRD_P
12

TRD_N
13

LED_0/GPIO_0
35

LED_1/GPIO_1
6

MDC
1

MDIO
36

INT_N
2

RESET_N
3

XI
5

XO
4

CLK_OUT/GPIO_2
16

GND
37

VSLEEP
7

WAKE
8

INH
10

LDO_OUT
9

C60663

10nF
50V

C60665

0.1uF
16V

R60466

100k

C60673 10pF50V

L60026

600 Ohms @ 100 MHz C60662

10nF
50V

C60657

0.1uF
16V

R60467
0

C60659

10uF
6.3V

C60656

0.1uF
16V

R60472 240

C60667

2.2uF
6.3V

C60666

0.1uF
16V

C60671 0.1uF
16V

10%

TP60045
TP

DNP

C60664

4700 pF
2000V (2kV)

C60668 0.1uF 50V

C60658
0.47uF

10V
10%

R60469

1k

R60344 0

C60670 0.1uF
16V 10%

C60661
0.47uF

10V
10%

R60475

2.2k

C60660

10uF
6.3V

R60363 2.49 k

L60025

600 Ohms @ 100 MHz

C60672 10pF50V

CR60004
RCLAMP0582BQTCT

12
3

R60470 4.53K

R60364 2.49 k DNP

R60468

1k

R60578 100

R60476

3.32 k

Y60005

25MHz

1
3

2
4

R60473 0

C60669 0.1uF 50VL60027

200uH

2 3
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U60214_VDDA3P3

U60214_VDDIO

U60214_VDD1P0

H_TRD1_P
H_TRD1_N

100M_PHY_XI

100M_PHY_XI_R
100M_PHY_XO_R

100M_PHY_XO

U60214_LDO_OUT

ENET_PORZ_OUT_100M

SOC_SGMII6_TX_P_AC
SOC_SGMII6_TX_N_AC

100M_LED0
100M_LED1


