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I2C address (8-bit) : 0x68

FPD to MIPI DE-SERIALIZER

Mode: CSI-2 Synchronous

To Processor

From De-serializer 

Board connector

VCC_1P8

VCC_1P8

VCC_DES3_1P8

VCCCAM3_IO VCC_FPD3_1P8VCC_PLL3

VCC_1P8 VCCCAM3_IOVCC_PLL3VCC_1P8VCC_FPD3_1P8VCC_1P8

VCCCAM3_IO VCC_DES3_1P8
VCC_PLL3 VCC_PLL3VCC_FPD3_1P8

VCC_1P8

VCC_FPD3_1P8

VCC_DES3_1P8

VDDCAM3_1P1_D VDDCAM3_1P1_FPD1

VDDCAM3_1P1
VDDCAM3_1P1_D

VDDCAM3_1P1_FPD1

VDDCAM3_1P1
VDDCAM3_1P1_FPD0

VDDCAM3_1P1_FPD0

VCC_DES3_1P8VCC_DES3_1P8

SCNCAM3_PDB_iMX618

DOUTP_SC8
DOUTN_SC8

LOCK 18

PASS 18

I2C2_SCL4,5,18
I2C2_SDA4,5,18

CSI_CLK0M 18
CSI_CLK0P 18

CSI_D0P 18
CSI_D0N 18

CSI_D1P 18
CSI_D1N 18

CSI_D2N 18
CSI_D2P 18

CSI_D3P 18
CSI_D3N 18

C485

4.7uF 10V

C73

0.01uF

FB44 FB,2A

C81

0.01uF

C85

0.01uF

R268 10K

C490

0.1uF

C69 0.1uF 50V
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25MHz
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1
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2
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3
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4

C515

10uF 10V

C70 0.1uF 50V

C86

0.1uF

R292

97.6K 1%

C87

1uF 16V

R290

35.7K 1%

R291

78.7K 1%

R57

0E 

FB11 FB,2A

R289

75K 1%

C495

0.01uF

C492

0.01uF

C75

0.1uF

C497

10uF 10V

C496

0.1uF

C493

0.1uF

C74

0.01uF

R288

10K

C488

4.7uF 10V

C89

0.01uF

FB13 FB,2A

C79

1uF 16V

C78

0.1uF

FB15 FB,2A

C95

1uF 16V

C501

10uF 10V

R50

10K

C489

0.01uF

FB14 FB,2A

C93

0.01uF
C77

0.01uF

C498

10uF 10V

C494

4.7uF 10V

C491

4.7uF 10V

C486

0.1uFU3
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32

RIN1-
33

RES
44

VDD11_FPD0
43

CMLOUTP
38

CMLOUTN
39

PDB
30

LOCK
48

BISTEN
6

PASS
47

XIN/REFCLK
5

XOUT
4

VDD_SEL
46

I2C_SCL
2

I2C_SDA
1

MODE
37

IDX
35

VDD11_FPD1
34

GPIO[0]
28

GPIO[1]
27

GPIO[2]
26

GPIO[3] / INTB
25

CSI_CLK0N
11CSI_CLK0P
12CSI_D0N
13CSI_D0P
14CSI_D1N
15CSI_D1P
16CSI_CLK1N
18CSI_CLK1P
19CSI_D2N
21CSI_D2P
22CSI_D3N
23CSI_D3P
24

GPIO[4]
10

GPIO[5]
9

GPIO[6]
8

C76

4.7uF 10V

C487

0.01uF

C94

0.1uF

SCNCAM3_PDB_iMX6

SCN_CLK_SBY

SCN_XIN

SCNCAM3_MODE

SCNCAM3_IDX

SCNCAM3_VDDSEL

SCNCAM3_BISTEN

SCNCAM3_IDX SCNCAM3_MODE SCNCAM3_VDDSEL


