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PCB Label
LBL1

Size: 1.25" x 0.25"

LOGO
PCB

Texas Instruments

SH-J1 SH-J2

LOGO
PCB

Pb-Free Symbol

SH-JP1 SH-JP2 SH-JP3

SH-JP4 SH-JP5 SH-JP6 SH-JP7 SH-JP8

LOGO
PCB

FCC disclaimer

Label Table
Variant Label Text

001 TPD3S714-Q1EVM

002 TPD3S734-Q1EVM

H1

SJ-5303 (CLEAR)

H2

SJ-5303 (CLEAR)

H3

SJ-5303 (CLEAR)

H4

SJ-5303 (CLEAR)

FID1 FID2 FID3

Label Assembly Note
ZZ1

This Assembly Note is for PCB labels only

Assembly Note
ZZ2

These assemblies are ESD sensitive, ESD precautions shall be observed.

Assembly Note
ZZ3

These assemblies must be clean and free from flux and all contaminants. Use of no clean flux is not acceptable.

Assembly Note
ZZ4

These assemblies must comply with workmanship standards IPC-A-610 Class 2, unless otherwise specified.
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Comment Description Designator Footprint LibRef Quantity

Printed Circuit Board Printed Circuit Board !PCB PCB 1

C2012X7S2A105K125AB
CAP, CERM, 1 µF, 100 V, 
+/- 10%, X7S, 0805 C1, C4, C7 0805_HV C2012X7S2A105K125AB 3

C1210C107M8PACTU
CAP, CERM, 100 µF, 10 
V, +/- 20%, X5R, 1210 C2, C3, C6, C9 1210_280 C1210C107M8PACTU 4

C2012X7R0J106M125AB
CAP, CERM, 10 µF, 6.3 
V, +/- 20%, X7R, 0805 C5, C8, C10, C11 0805L C2012X7R0J106M125AB 4

SJ-5303 (CLEAR)
Bumpon, Hemisphere, 
0.44 X 0.20, Clear H1, H2, H3, H4

Bumpon_SJ5003Transp
arent SJ-5303 (CLEAR) 4

PEC03SAAN
Header, 100mil, 3x1, 
Tin, TH J1, J2 CONN_PEC03SAAN PEC03SAAN 2

131-3701-261

Connector, 
SMB,Vertical RCP 0-
4GHz, 50 ohm, TH J3 CONN_131-3701-261 131-3701-261 1

PartNumber
Standard Banana Jack, 
Uninsulated, 5.5mm J4 Keystone_575-4 575-4 1

ED120/3DS
TERMINAL BLOCK 
5.08MM VERT 3POS, TH J5 CONN_ED120_3DS ED120/3DS 1

PBC02SAAN
Header, 100mil, 2x1, 
Gold, TH

JP1, JP2, JP3, JP4, JP5, 
JP6, JP7, JP8 Sullins_PBC02SAAN PBC02SAAN 8

LQG15HS10NJ02D

Inductor, Multilayer, Air 
Core, 10 nH, 0.3 A, 0.26 
ohm, SMD L1, L2, L3, L4 IND_LQG15H LQG15HS10NJ02D 4

Size: 1.25" x 0.25"

Thermal Transfer 
Printable Labels, 1.250" 
W x 0.250" H - 10,000 
per roll LBL1 Label_1250x250 THT-13-457-10 1

CRCW0603150RFKEA
RES, 150 ohm, 1%, 
0.1W, 0603 R1 0603 CRCW0603150RFKEA 1

CRCW060310K0FKEA
RES, 10.0k ohm, 1%, 
0.1W, 0603 R2, R3 0603 CRCW060310K0FKEA 2

5-1814832-1

SMA Straight PCB 
Socket Die Cast, 50 
Ohm, TH S1, S2, S3, S4 TE_5-1814832-1 5-1814832-1 4

969102-0000-DA
Shunt, 100mil, Gold 
plated, Black

SH-J1, SH-J2, SH-JP1, 
SH-JP2, SH-JP3, SH-JP4, 
SH-JP5, SH-JP6, SH-JP7, 
SH-JP8 SNT-100-BK-G 969102-0000-DA 10

5004
Test Point, Miniature, 
Yellow, TH TP4, TP5, TP7, TP8 Keystone5004 5004 4

5002
Test Point, Miniature, 
White, TH TP6, TP13 Keystone5002 5002 2

5003
Test Point, Miniature, 
Orange, TH TP9, TP10, TP11, TP12 Keystone5003 5003 4

5000
Test Point, Miniature, 
Red, TH TP14, TP15 Keystone5000 5000 2

TPD3S714-Q1DBQ

AUTOMOTIVE USB 2.0 
Interface Protection 
with Short-to-Battery 
and Short-to-Ground 
Protection, DBQ0016A U1, U2, U3, U4 DBQ0016A_N TPD3S714-Q1DBQ 4

896-43-004-00-000000
Connector, Receptacle, 
USB TYPE A, 4POS SMD USB1

CONN_USB_896-43-004-
00-000000 896-43-004-00-000000 1

0480371000
Connector, USB Type A, 
4POS R/A, SMD USB2

CONN_USB-A-48037-
1000 48037-1000 1
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