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a0232335
Sticky Note
AC coupling is missing. Is this a embedded connection or does this go to an external connector?  

If embedded 100nF on both SSTX and SSRX. If external connector only on SSTX.

a0232335
Sticky Note
Over current reporting if required for USB compliance. Pin should be connected to FLT pin of the downstream Vbus power switch. 
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a0232335
Sticky Note
TX1/2 should be AC coupled with 220nF and RX1/2 should be AC coupled with 330 nF. This is highly recommended when AC coupling to a USB-C connector.
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	U9
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	U9-22
	U9-23
	U9-24
	U9-25
	U9-26
	U9-27
	U9-28
	U9-29
	U9-30
	U9-31


	Nets
	3V3
	Pins
	C59-2
	C66-1
	C67-2
	R10-2
	U9-8


	5V
	Pins
	C58-2
	C64-1
	C65-2
	R21-2
	R23-2
	R24-2
	U9-30


	CC1
	Pins
	CN2-A5
	U7-1
	U7-14
	U9-2

	NetLabels
	CC1
	CC1
	CC1
	CC1


	CC2
	Pins
	CN2-B5
	U7-2
	U7-13
	U9-1

	NetLabels
	CC2
	CC2
	CC2
	CC2


	GND
	Pins
	C42-2
	C58-1
	C59-1
	C64-2
	C65-1
	C66-2
	C67-1
	CN2-A1
	CN2-A12
	CN2-B1
	CN2-B12
	CN2-H1
	CN2-H2
	CN2-S1
	CN2-S2
	CN2-S3
	CN2-S4
	R25-1
	U3-5
	U3-10
	U7-5
	U7-10
	U9-12
	U9-13
	U9-28
	U9-29
	U9-31


	MUX_RX1_N
	Pins
	CN2-B10
	U3-7
	U3-8
	U9-14

	NetLabels
	MUX_RX1_N
	MUX_RX1_N
	MUX_RX1_N
	MUX_RX1_N


	MUX_RX1_P
	Pins
	CN2-B11
	U3-6
	U3-9
	U9-15

	NetLabels
	MUX_RX1_P
	MUX_RX1_P
	MUX_RX1_P
	MUX_RX1_P


	MUX_RX2_N
	Pins
	CN2-A10
	U7-7
	U7-8
	U9-18

	NetLabels
	MUX_RX2_N
	MUX_RX2_N
	MUX_RX2_N
	MUX_RX2_N


	MUX_RX2_P
	Pins
	CN2-A11
	U7-6
	U7-9
	U9-19

	NetLabels
	MUX_RX2_P
	MUX_RX2_P
	MUX_RX2_P
	MUX_RX2_P


	MUX_TX1_N
	Pins
	C61-2
	CN2-A3
	U3-4
	U3-11

	NetLabels
	MUX_TX1_N
	MUX_TX1_N
	MUX_TX1_N
	MUX_TX1_N


	MUX_TX1_P
	Pins
	C60-2
	CN2-A2
	U3-3
	U3-12

	NetLabels
	MUX_TX1_P
	MUX_TX1_P
	MUX_TX1_P
	MUX_TX1_P


	MUX_TX2_N
	Pins
	C63-2
	CN2-B3
	U7-4
	U7-11

	NetLabels
	MUX_TX2_N
	MUX_TX2_N
	MUX_TX2_N
	MUX_TX2_N


	MUX_TX2_P
	Pins
	C62-2
	CN2-B2
	U7-3
	U7-12

	NetLabels
	MUX_TX2_P
	MUX_TX2_P
	MUX_TX2_P
	MUX_TX2_P


	NetCN2_A8
	Pins
	CN2-A8


	NetCN2_B8
	Pins
	CN2-B8


	NetR9_1
	Pins
	R9-1
	U9-5


	NetR10_1
	Pins
	R10-1
	U9-11


	NetR21_1
	Pins
	R21-1
	U9-23


	NetR25_2
	Pins
	R25-2
	U9-4


	NetU9_3
	Pins
	U9-3


	NetU9_22
	Pins
	U9-22


	NetU9_24
	Pins
	U9-24


	NetU9_27
	Pins
	U9-27


	OUT1
	Pins
	R23-1
	U9-25

	NetLabels
	OUT1


	OUT2
	Pins
	R24-1
	U9-26

	NetLabels
	OUT2


	TX1_N
	Pins
	C61-1
	U9-16

	NetLabels
	TX1_N


	TX1_P
	Pins
	C60-1
	U9-17

	NetLabels
	TX1_P


	TX2_N
	Pins
	C63-1
	U9-20

	NetLabels
	TX2_N


	TX2_P
	Pins
	C62-1
	U9-21

	NetLabels
	TX2_P


	USB_UP_D_N
	Pins
	CN2-A7
	CN2-B7
	U3-2
	U3-13

	NetLabels
	USB_UP_D_N
	USB_UP_D_N
	USB_UP_D_N
	USB_UP_D_N


	USB_UP_D_P
	Pins
	CN2-A6
	CN2-B6
	U3-1
	U3-14

	NetLabels
	USB_UP_D_P
	USB_UP_D_P
	USB_UP_D_P
	USB_UP_D_P


	USB_UP_SSRX_N
	Pins
	U9-10

	NetLabels
	USB_UP_SSRX_N


	USB_UP_SSRX_P
	Pins
	U9-9

	NetLabels
	USB_UP_SSRX_P


	USB_UP_SSTX_N
	Pins
	U9-7

	NetLabels
	USB_UP_SSTX_N


	USB_UP_SSTX_P
	Pins
	U9-6

	NetLabels
	USB_UP_SSTX_P


	VBUS
	Pins
	C42-1
	FB5-2
	R9-2


	VBUS_IN
	Pins
	CN2-A4
	CN2-A9
	CN2-B4
	CN2-B9
	FB5-1








