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Device Configuration:

PIN

EQ1/EQ2

OS1/OS2

DE1/DE2

LOGIC STATE
Low
Floating
High
Low
High
Low
Floating
High

TYP
3dB
6dB
9dB

0.9Vpp
1.1Vpp
0dB

-3.5dB
-6.2dB

USB3.0
900mA support
ILIM
 Min:992.4mA
 Typ:1121.5mA
 Max:1251.2mA
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