一、Computer is set 100M，the equipment with DP83867 is set 1000M
The iperf3 test is shown below.
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二、Computer is set auto-negotiation，equipment is set 100M
[bookmark: _GoBack] [image: ]
三、The computer is set auto-negotiation，equipment is set 1000M
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