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    RMII Mode

Populate R31 and R32

Copper Mode

  DNP R33

MII Mode

 DNP R32

Phy Address Straps:
PHYAD1 PHYAD0 ADDRE - R56  R54
---------------------------------
0       0      00     DNP  POP
0       1      01     DNP  DNP
1       0      02     POP  POP
1       1      03     POP  DNP

FIBER MODE
Populate R52,R65,R68 
DNP R51,R66, R67 

MII MODE
R49, R50 DNP

PHYAD0

PHYAD1

RMII MASTER MODE
R49, R50 Populate
R51 DNP

COPPER MODE
Populate R66, R67
DNP R52, R65, R68
DNP D3,D4,D5
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SFP CAGE

DNP R115

RMII Mode

DNP R117

Copper ModeMII Mode

Populate R115 and R116

COPPER MODE
Populate R127, R129
DNP R128, R130, R124
DNP D6,D7,D8

FIBER MODE
Populate R128,R130,R124
DNP R123,R127, R129

Phy Address Straps:
PHYAD1 PHYAD0 ADDRE - R134  R132
---------------------------------
0       0      00     DNP  POP
0       1      01     DNP  DNP
1       0      02     POP  POP
1       1      03     POP  DNP

RMII SLAVE  MODE
R119 Populate
R121, R123 DNP

MII MODE
R119, R121 DNP

PHYAD1

PHYAD0
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