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CLOSE TO LVDS CNTR

SC (H: Normal L:Reverse)

MODE SEL: H = 8bit , L = 6bit

88266

DFO H=DSTN

High=Normal

L= TFT

PD# Low=Power down

ST High=High drive Low=Low drive

PIXS High=2-pixel Low=1-pixel

STAG# High=Normal Low=staggered

SCDT High=Active Low=Inactive

High=Normal Low=LPDO#

High=rising Low=fallingOCK_INV
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0.01uF 50V 0603

C245

10uF 10V 0805

R2420Ω 0402 /N

R2874.7KΩ 0402

L19

90Ω 100MHz 1.75Ω 100mA
21-30252-01

2

1

3

4

R2170Ω 0402

Q2

2N7002 60V 115mA SOT-23
06-20437-05

D
S

G

R2330Ω 0402

R2520Ω 0402

R2740Ω 0805 /N

C219

10uF 10V 0805

C257

220pF 50V 0402

D9

SS1040 40V 1A
06-10723-01

PN

R2190Ω 0402

TP24
1

TP21
1

C258

0.01uF 50V 0603

TP18
1

C241

10uF 10V 0805

C215

0.1uF 25V 0402

R2490Ω 0402 /N

R263

R267

100K 1% 0402

R208 4.7KΩ 1% 0603 /N

R210 0Ω 0603

R2370Ω 0402

R264

R250
1KΩ 1% 0402

R265 100Ω 1% 0402

R273 4.7KΩ 0402

C233

10uF 10V 0805

C229 3.3pF 50V 0402

FS8

2A 16V 1812
21-30336-01

1 2

R26010KΩ 1% 0420 /N

R2230Ω 0402

R25610KΩ 1% 0402

C249

0.1uF 25V 0402

C223

0.1uF 25V 0402

C252

0.1uF 25V 0402

R2390Ω 0402

C228 3.3pF 50V 0402C218

0.1uF 25V 0402

R2270Ω 0402

C260

0.1uF 25V 0402

U18

LNR-IC POWER SWITCH 2A SOT23-6 6PIN NCT3521U-2 nuvoTon LR
05-32605-01

OUT
1

GND
2

EN
3

DIS
4

SS
5

IN
6

C259 0.1uF 25V 0402

C226

0.01uF 50V 0603

R268
10KΩ 1% 0402

C239

0.01uF 50V 0603

C220 3.3pF 50V 0402

C248

0.1uF 25V 0402

R218 10KΩ 1% 0402

FB22 120Ω 100MHz 2500mA 0603
21-92386-03

R2340Ω 0402

R2694.7KΩ 0402

R2220Ω 0402

TP22
1

R226 10KΩ 1% 0402 / N

R2430Ω 0402

R209 0Ω 0603
CN17

40P_KN38A-40S-0.5H(800)

20-26370-01

1
1

2
2

3
3

4
4

5
5

6
6

7
7

8
8

9
9

10
10

11
11

12
12

13
13

14
14

15
15

16
16

17
17

18
18

19
19

20
20

21
21

22
22

23
23

24
24

25
25

26
26

27
27

28
28

29
29

30
30

G1
PAD1

G2
PAD2

G3
PAD3

G4
PAD4

31
31

32
32

33
33

34
34

35
35

36
36

37
37

38
38

39
39

40
40

R2400Ω 0402

C256

0.1uF 25V 0402

TP23
1

FS7

1.1A 6V 0805
21-30304-01

1 2

C217

0.1uF 25V 0402

R2470Ω 0402 /N

R266

100K 1% 0402

R257

100K 1% 0402

R2380Ω 0402

R24810KΩ 1% 0402

R2280Ω 0402

FB21 120Ω 100MHz 2500mA 0603
21-92386-03

R2130Ω 0402

R2714.7KΩ 0402

R2150Ω 0402

L18

90Ω 100MHz 1.75Ω 100mA
21-30252-01

2

1

3

4 C236 3.3pF 50V 0402

C222

0.1uF 25V 0402

C240 3.3pF 50V 0402

R24410KΩ 1% 0420 /N

C227

0.01uF 50V 0603

CN18

6P
20-26735-01

SM06B-SHJH-TF

1 1

2 2

3 3

4 4

5 5

6 6
G2

G2

G1
G1

C250

1uF 25V 0603

R2610Ω 0402

C247

0.1uF 25V 0402

FB15 120Ω 100MHz 2500mA 0603
21-92386-03

FB24 120Ω 100MHz 2500mA 0603
21-92386-03

FB16 120Ω 100MHz 2500mA 0603
21-92386-03

R2310Ω 0402

L15

90Ω 100MHz 1.75Ω 100mA
21-30252-01

2

1

3

4

C290

1uF 25V 0603

C230 3.3pF 50V 0402

R2290Ω 0402

U19

PIC24F04KA201-I/MQ
05-24287-01

U1TX/INT0/CN23/RB7
8

SCL1/nU1CTS/CN22/RB8
9

SDA1/U1BCLK/nU1RTS/CN21/RB9
10

AN12/HLVDIN/SCK1/CTED2/CN14/RB12
12

AN11/SDO1/CTPLS/CN13/RB13
13

AN10/CVREF/SDI1/OCFA/C1OUT/INT1/CN12/RB14
14

REFO/nSS1/T2CK/T3CK/CN11/RB15
15

VDD
17

PGC2/AN0/VREF+/CN2/RA0
19

PGD2/AN1/VREF-/CN3/RA1
20

OSCI/CLKI/AN4/C1INB/CN30/RA2
4

OSCO/CLKO/AN5/C1INA/CN29/RA3
5

PGC3/SOSCO/T1CK/CN0/RA4
7

nMCLR/VPP/RA5
18

OC1/IC1/C2OUT/INT2/CTED1/CN8/RA6
11

AN2/C2INB/CN4/RB0
1

AN3/C2INA/CN5/RB1
2

U1RX/U1BCLK/CN6/RB2
3

PGD3/SOSCI/CN1/RB4
6

VSS1
16

VSS2
PAD1

R262
10KΩ 1% 0402

U16

TFP401AMPZPEP

05-24588-01

CTL1
40

CTL2
41

CTL3
42

QO0
49

QO1
50

QO2
51

QO3
52

QO3
53

QO5
54

QO6
55

QO7
56

EXT_RES
96

OCK_INV
100

TP
PAD1

PVDD
97

DVDD
67

DVDD
6

DVDD
38

QO16
69

QO17
70

QO18
71

QO19
72

QO20
73

QO21
74

QO22
75

QO23
77

QO8
59

QO9
60

QO10
61

QO11
62

QO12
63

QO13
64

QO14
65

QO15
66

QE16
30

QE17
31

QE18
32

QE19
33

QE20
34

QE21
35

QE22
36

QE23
37

QE8
20

QE9
21

QE10
22

QE11
23

QE12
24

QE13
25

QE14
26

QE15
27

QE0
10

QE1
11

QE2
12

QE3
13

QE4
14

QE5
15

QE6
16

QE7
17

HSYNC
48

VSYNC
47

DE
46

ODCK
44

/STAG
7

SCDT
8

/PDO
9

DFO
1

/PD
2

ST
3

PIXS
4

Rx2+
80

Rx2-
81

Rx1+
85

Rx1-
86

Rx0+
90

Rx0-
91

RxC+
93

RxC-
94

OGND
76

PGND
98

OGND
58

GND
68

GND
5

OGND
19

OGND
28

GND
39

OGND
45

OVDD
78

OVDD
57

OVDD
18

OVDD
29

OVDD
43

AVDD
82

AVDD
84

AVDD
88

AVDD
95

RSVD
99

AGND
79

AGND
83

AGND
87

AGND
89

AGND
92

FB13 120Ω 100MHz 2500mA 0603
21-92386-03

C235 3.3pF 50V 0402

L16

90Ω 100MHz 1.75Ω 100mA
21-30252-01

2

1

3

4

R2240Ω 0402

TP20
1

C214

0.1uF 25V 0402

GARYYANG
矩形

GARYYANG
矩形


