1.mkdir ql-ol-kernel/include/dt-bindings/net
2 cp ti-dp83867.h ql-ol-kernel/include/dt-bindings/net/
3 cp dp83867.c  ql-ol-kernel/drivers/net/phy/
4 modify ql-ol-kernel/drivers/net/phy/Makefile   add: obj-m += dp83867.o
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Modify /etc/init.d/start_emac_le    add line:   
insmod $MODULE_BASE/net/phy/dp83867.ko

Execute   command    /etc/init.d/start_emac_le  start 
Note that before executing this script, it is necessary to check the demo board with the network cable. I am not sure whether the hardware wiring problem or the software configuration problem occurs?


Ifconfig 
brctl delif bridge0 eth0
ifconfig eth0 10.88.107.199 netmask 255.255.255.0
route add default gw 10.88.107.1
ping 180.101.49.12
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image1.png
bridge0 Link encap:Ethernet HWaddr 66:82:96:43:F6:8D
inet addr:192.168.225.1 Bcast:192.168.225.255 Mask:255.255.255.0
inet6 addr: fe80::6482:96ff:fe40:£38a/64 Scope:Link
UP BROADCAST RUNNING MULTICAST MTU:1500 Metric:1
RX packets:157 errors:0 dropped:5 overruns:0 frame:0
TX packets:l errors:0 dropped:0 overruns:0 carrier:0
collisions:0 txqueuelen:O
RX bytes:10420 (10.1 KiB) TX bytes:76 (76.0 B)

) Link encap:Ethernet HWaddr 00:80:48:BA:D1:30
inet addr:169.254.4.1 Bcast:169.254.4.255 Mask:255.255.255.0
inet6 addr: £e80::280:48ff:feba:d130/64 Scope:Link
UP BROADCAST RUNNING MULTICAST MTU:1500 Metric:1
RX packets:302 errors:0 dropped:1 overruns:0 frame:0
TX packets:9 errors:0 dropped:0 overruns:0 carrier:0
collisions:0 txqueuelen:1000
RX bytes:31767 (31.0 KiB) TX bytes:744 (744.0 B)

Interrupt:47
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RX bytes:0 (0.0 B) TX bytes:0 (0.0 B)

~ # brctl delif bridge0 etho lan port change wan port

~ # ifconfig eth0 10.88.107.199 netmask 255.255.255.0 setip
~ # route add default gw 10.88.107.1 set default route

~ # ping 180.101.49.12 ping baidu ip

PING 180.101.49.12 (180.101.49.12) 56(84) bytes of data.

64 bytes from 180.101.49.12: icmp_req=1 ttl=50 time=10.8 ms
64 bytes from 180.101.49.12: tt1=50 time=9.82 ms
64 bytes from 180.101.49.12: tt1=50 time=9.89 ms
64 bytes from 180.101.49.12: tt1=50 time=10.1 ms
64 bytes from 180.101.49.12: tt1=50 time=9.08 ms
64 bytes from 180.101.49.12: tt1=50 time=10.2 ms
64 bytes from 180.101.49.12: tt1=50 time=9.06 ms
64 bytes from 180.101.49.12: - tt1=50 time=9.94 ms
64 bytes from 180.101.49.12: icmp_req=9 ttl=50 time=9.56 ms
~c

-—- 180.101.49.12 ping statistics ——-—

9 packets transmitted, 9 received, 0% packet loss, time 8019ms
rtt min/avg/max/mdev = 9.063/9.853/10.887/0.551 ms

~+ 11





