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U8

TPS70933DBVR

IN
1

GND
2

EN
3

NC
4

OUT
5C43

1µF C44

2.2µF

+3.3V

+3.3V

+3.3V

U9

MSP430G2230IDR

DVCC
1

P1.2/TA0.1/A2
2

P1.5/TA0.0/A5/SCLK
3

P1.6/TA0.1/A6/SDO/SCL
4

P1.7/A7/SDI/SDA
5

NRST/NMI/SBWTDIO
6

TEST/SBWTCK
7

DVSS
8

C41

0.1µF

R113

910kΩ

R114

30kΩ

C45

0.1µF

R112

47kΩ

C42

2.2nF

J3

HDR1X3

MCU+

MCU_T+

U11

INA212AIDCKR

REF

GND

V+ IN+

IN-

OUT

+3.3V
C46

0.1µF

R116

100Ω C47

0.1µF

V1

21V 

V2

21V 

V3

21V 

V4

21V 

MCU+

R119

0.005Ω
Q41

IRFP4668PbF

Q42 IRFP4668PbF

R115

load

Charging current


