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Value: 100nF
Tolerance(%): 10%
Voltage Rating: 25V

C12 (C12)

Value: 1uF
Tolerance(%): 10%
Voltage Rating: 25V

C13 (C13)

Value: 1uF
Tolerance(%): 10%
Voltage Rating: 25V
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Value: 1uF
Tolerance(%): 10%
Voltage Rating: 25V
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Tolerance(%): 5%
Saturation Current: 3A
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Value: 100nF
Tolerance(%): 10%
Voltage Rating: 25V
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Value: 1uF
Tolerance(%): 10%
Voltage Rating: 25V
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Value: 1uF
Tolerance(%): 10%
Voltage Rating: 25V
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Value: 1uF
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Value: 1uF
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Value: 0
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Value: 100nF
Tolerance(%): 10%
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Manufacturer: DiodesInc
Part: DMN62D1LFD
Voltage Rating: 60Vds 20Vgs
Current Rating (Continuious): 0.18A
Current Rating (Pulsed): 0.92A
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Tolerance(%): 10%
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