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Comment Description Designator Footprint LibRef Quantity
AGND, CASE, RE,
RES, SGND, SRE,
SRES, SVDIF,
SVRE, SVS, SWE2
SINGLE PIN VDD, VDIF, VRE,
TERMINAL CONNECTOR VS, VSS, WE2 SIP1 CON1 17]
C96, C97, C98, C99
4u7 35V C100, C101 TANT10 ELECTRO2 6|
C102, C103, C104,
C105, C106, C107,
C108, C109, C110,
C111, C112, C113,
100nF capacitor nonpolar [C123, C124, C174 |CAPO.1 CAP 15
10pF capacitor nonpolar |C116, C117 CAPO.1 CAP 2
39pF capacitor nonpolar |C119 CAPO.1 CAP 1
65pF C120 CAPVAR CAPVAR 1
47pF capacitor nonpolar |C122 CAPO.1 CAP 1
SMB-F SMB CONNECTOR|CONN17 COAX-SMB SMB 1
12V 400mW ZENER DIODE D18, D19 DIODEO.4 ZENER1 2
BZT03C18 D20, D21 TRANSZORB TRANZORB 2
OPA627BP OPAMP IC15, IC16 DIP8 OPA627 2
AD797AN OPAMP IC17 DIP8 OPA627 1
TLO72 IC18 DIP8 LF353 1
QUAD CMOS
ANALOG
LTC201A SWITCHES IC19 DIP16 LTC201A 1
DUAL
LM393 COMPARATOR IC20 DIP8 LM193 1
20k P10 VR5 POT2 1
100k P11, P16 VR5 POT2 2]
20E P12, P13 VR5 POT2 2
220E R107, R108 AXIALO.4 RES2 2
OE R111, R113 TO-220R RES2 2
1k 15W R112, R114 TO-220R RES2 2
R115, R116, R117,
1k 0.1% R118 AXIALO.4 RES2 4
18k R119, R120, R121 |AXIALO.4 RES2 3]
49E9 1% R122, R123, R184 |AXIALO.4 RES2 3]
330E R124, R125 AXIALO .4 RES2 2]
100E R900, R901 AXIALO.4 RES2 2]
PN4117A N-CHANNEL JFET |T19, T20, T21, T22|T0O-92 JFET-N 4
VDIF TESTPOINT TP16 SIP1 TESTPOINT 1
SVDIF TESTPOINT TP17 SIP1 TESTPOINT 1
VRE TESTPOINT TP19 SIP1 TESTPOINT 1
VS TESTPOINT TP21 SIP1 TESTPOINT 1
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