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Pin 45 Pin 48
VDDR Decoupling Capacitors

Z60, Z61, Z62 and Z63 forantenna matching

Place L331 andC331 close to pin 33.Low inductance ground for C331

Pin 44Pin 22
VDDS Decoupling Capacitors

Pin 13 Pin 34

Wireless MCU IO blockplaced on page 2.

Wireless MCU RF

Mount either C36 or C37to select SMA or PCB ant.
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XDS110 Debugger Interface

DIR = H: A -> BDIR = L: B -> A
OE = H: output = Hi-Z

XDS-RST = 0 -> output = 0XDS-RST = 1 -> output = Hi-Z
TMS signal is bidirectional.TMS_DIR used to controldirection of level shifter

Use P5 for debugging the wireless MCU with anexternal debugger(requires that alljumpers be removed)
Use P7 for debuggingexternal targets(requires that alljumpers be removed)

P10 selects the voltage source for the level shiftersWhen powering the wireless MCU from the XDS supply, connect jumper between pins 1 and 2.When powering the wireless MCU from the external supply, connect jumper between pins 2 and 3.
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Pin 51Pin 101 Pin 69Pin 28Pin 113

XDS110 Debugger

XDS_VCC = 3.3 VInrush current limit
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EnergyTrace Power Supply

U24 VCC set at 3.77V, higher thanswitch supplies to prevent currentthrough protection diodes
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