VOLTAGE (+ 0.5 % of FS), 50Hz

I/p Voltage Meter Reading |% Error Result
265 265.20 -0.08 PASS
230 230.00 0.00 PASS
180 179.90 0.04 PASS

CURRENT (+ 0.5% of FS) 50Hz @ Unity PF

I/p Current Meter % Error Result
1.2 1.196 0.40 PASS
1.0 0.996 0.40 PASS

mA AC mA AC

500 499.5 0.05 PASS
200 202.5 -0.25 PASS
100 103.7 -0.37 PASS
50 54.3 -0.43 PASS
20 25 -0.50 PASS
10 15.5 -0.55 FAIL
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Range = 240V/1A AC Meter3
Freq. 240VI1A ¢=0

Set Freq. Meter Reading |Error Result

45 44.98 0.02 PASS

50 49.96 0.04 PASS

55 54.96 0.04 PASS

Active power 240V/1A (£1.0% of FS), 50Hz @ Unity PF

Set power W | Measured % Error Result
288 287.0 0.42 PASS

240 239.2 0.33 PASS
120.0 119.8 0.08 PASS
48.0 48.57 -0.24 PASS
24.0 24.85 -0.35 PASS
12.0 12.97 -0.40 PASS

4.8 5.836 -0.43 PASS

2.4 3.454 -0.44 PASS

Active power 240V/1A 50Hz (+ 1 % of FS)

Phase Variation

Set ¢ Set power Metgr
(W) Reading |% Error Result
90 0.0 7.125 -2.97 FAIL
60 120.0 125.2 -2.17 FAIL
0 240.0 239.0 0.42 PASS
300 120.0 114.6 2.25 FAIL
240 120.0 123.0 -1.25 FAIL
120 120.0 112.6 3.08 FAIL
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