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	Test Waveform(CH4: GPIO29)
	Execution Time（ns）
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image5.png
MOVL  XARS,#GPASET H

o8 *XARG, #0x2000
MOVL  XARS,#_EPWM2_TBCTL
or *XARG, 70x0040

RPT #1 || NOP

nop.

3

MOVL  XAR6,#GPACLEAR H
or *XARG, #2060
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image1.png
movL
or

XARS, #GPASET_H
*XARS, #2068

XARS,#_EPWH2_TBCTL
*XARG, 500040

XARS, #GPACLEAR_H
*XARG, #2060
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movL
or

ovL
or

movL
or

XARS, #GPASET_H.
*XARS, #2068

XARS,#_EPWH2_TBCTL
*XAR6, #0048

XARS, #GPACLEAR_H
*XARG, #0x2000




