[bookmark: _GoBack]Initially when I am trying to generate gate pulse from simple phase shifted shoot through program in CCstudio 10.2.0 version fallowing error is showing.
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After your suggestion, I went through a JTAG integrity test in  CCS -> Target Configuration -> Test Connection.
It is shown as fallowing.
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6 Test Connection

The scan-path will be reset by toggling the JTAG TRST signal.
The controller is the FTDI FT2232 with USB interface.

The link from controller to target is direct (without cable).
The software is configured for FTDI FT2232 features.

The controller cannot monitor the value on the EMU[@] pin.

The controller cannot monitor the value on the EMU[1] pin.

The controller cannot control the timing on output pins.

The controller cannot control the timing on input pins.

The scan-path link-delay has been set to exactly '@’ (0x0000).

There is no hardware for measuring the JTAG TCLK frequency.
————— [Perform the standard path-length test on the JTAG IR and DR]-----------
This path-length test uses blocks of 64 32-bit words.

The test for the JTAG IR instruction path-length failed.
The JTAG IR instruction scan-path is stuck-at-zero.
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The JTAG DR Integrity scan-test has failed.

[End: Texas Instruments XDS100v2 USB Debug Probe]
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6 Texas Instruments XDS100v2 USB Debug Probe/C28xx

e ‘Error connecting to the target:
& (Error -1015 @ 0x0)

Device is not responding to the request. Device may be locked, or the debug probe
connection may be unreliable. Unlock the device if possible (e.g. use wait in reset
mode, and power-cycle the board). If error persists, confirm configuration and/or try

more reliable JTAG settings (e.g. lower TCLK).
(Emulation package 9.3.0.00032)

Cancel

Retry
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6 Test Connection

[Start: Texas Instruments XDS100v2 USB Debug Probe]

Execute the command:
%ccs_base%/common/uscif/dbgjtag -f %boarddatafile% -rv -o -F inform,logfile=yes -S pathlength -S integrity

[Result]

C:\Users\Smile\AppData\Local \TEXASI~1\CCS\
ccs1020\0\0\BrdDat\testBoard.dat

This utility has selected a 100- or 510-class product.
This utility will load the adapter 'jioserdesusb.dll’.
The library build date was 'Jan 1 2021°.

The library build time was '11:25:57".

The library package version is '9.3.0.00032".

The library component version is '35.35.0.0".

The controller does not use a programmable FPGA.

The controller has a version number of '4' (©x00000004).
The controller has an insertion length of '@' (©x00000000).
This utility will attempt to reset the controller.

This utility has successfully reset the controller.
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6 Test Connection

This path-length test uses blocks of 64 32-bit words.

The JTAG IR instruction scan-path is stuck-at-zero.

The test for the JTAG DR bypass path-length failed.
The JTAG DR bypass scan-path is stuck-at-zero.

————— [Perform the Integrity scan-test on the JTAG IR]

This test will use blocks of 64 32-bit words.
This test will be applied just once.

Do a test using OxFFFFFFFF.

Test 1 Word @: scanned out OxFFFFFFFF and scanned in
Test 1 Word scanned out OxFFFFFFFF and scanned in
Test 1 Word scanned out OxFFFFFFFF and scanned in
Test 1 Word scanned out OxFFFFFFFF and scanned in
Test 1 Word scanned out OxFFFFFFFF and scanned in
Test 1 Word scanned out OxFFFFFFFF and scanned in
Test 1 Word scanned out OxFFFFFFFF and scanned in
Test 1 Word 7: scanned out OxFFFFFFFF and scanned in
The details of the first 8 errors have been provided.
The utility will now report only the count of failed
Scan tests: 1, skipped: @, failed: 1

Do a test using ©x00000000.
Qran tecte: 9 clkinnad- O failad- 1
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————— [Perform the standard path-length test on the JTAG IR and DR]-----------

The test for the JTAG IR instruction path-length failed.
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