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Comment Description Designator Footprint LibRef Quantity
103050017 C1, C2 C_18×6_E15_SJ 103050017 2

103010036

C3, C9, C17, C18,
C24, C31, C36, C46,
C51, C58, C59, C62,
C64, C65, C67, C70,
C71, C75, C76, C78,
C79, C88, C89, C90,
C91

C_0603_SJ 103010036 25

103010169 C4, C5 C_1206_SJ 103010169 2
103010301 C6, C7 C_1206_SJ 103010301 2
103010302 C8 C_1206_SJ 103010302 1

103010009

C10, C23, C25, C27,
C28, C29, C30, C33,
C34, C35, C37, C47,
C53

C_0603_SJ 103010009 13

103010077 C11 C_1206_SJ 103010077 1
103010011 C12 C_1206_SJ 103010011 1
103010028 C13 C_1206_SJ 103010028 1
103010005 C14 C_0603_SJ 103010005 1
103010203 C15, C20 C_0603_SJ 103010203 2
103010172 C16 C_0603_SJ 103010172 1

103010053
C19, C21, C49, C50,
C52, C55, C57, C60,
C61

C_0603_SJ 103010053 9

103030123 C22, CV1, CV2, CV3,
CV4, CV9

CD_D10×20_SJ 103030123 6

103010116 C26, C32 C_0603_SJ 103010116 2
103010288 C38, C42 C_0805_SJ 103010288 2
103050008 C39 C_18×8_E15_SJ 103050008 1
103050019 C40 C_6.2×3.2_E5_SJ 103050019 1
103010042 C41, C43 C_1206_SJ 103010042 2
103010171 C44, C56 C_0603_SJ 103010171 2
103010143 C45 C_0805_SJ 103010143 1
103010303 C48, C54 C_1206_SJ 103010303 2

103010024 C63, C82, C83, C84,
C85, C86, C87

C_0603_SJ 103010024 7

103010210 C66, C68, C69, C74,
C77, C80, C81

C_0603_SJ 103010210 7

103010099 C72, C73 C_0603_SJ 103010099 2
103030050 CV5 CD_D8×12_SJ 103030050 1
103030132 CV6 CD_D30×32_SJ 103030132 1
103030095 CV7 CD_D6.3×11_SJ 103030095 1
103030038 CV8 CD_D5×11_SJ 103030038 1
103030119 CV10 CD_D8×11.5_SJ 103030119 1
103030075 CV11, CV12 CD_D6.3×11_SJ 103030075 2
103070005 CX1, CX2 C_18×8.5_E15_SJ 103070005 2
103070007 CY1, CY2 C_7×4.5_E7.5_SJ 103070007 2
103070004 CY3 C_9×6_E10_SJ 103070004 1
104040037 D1, D3 D_ITO-220AB_SJ 104040037 2

104040005 D2, D4, D16, D17,
D18, D19

D_SOD-123-1.9_SJ 104040005 6

104020010 D5, D6, D7, D21, D22 D_DO-214AA_SJ 104020010 5
104020013 D8, D10 D_SOD-123-1.9_SJ 104020013 2
104020050 D9, D20 D_SMA_SJ 104020050 2
104020006 D11 D_SOD-123-1.9_SJ 104020006 1

104010018 D12, D13, D15, D24,
D25

D_SOD-123_SJ 104010018 5

104010014 D14 D_SOT-23_SJ 104010014 1
104040013 D23, D26 D_DO-214AC_SJ 104040013 2
104220010 DB1 D_ZLQ_GBU_SJ 104220010 1
116030002 ESD1, ESD2 P_ESD_0603_SJ 116030002 2

116050010 F1 P_PTC_T8.5×7.7×
4_PTH_SJ

116050010 1

121190028 FB1 J_FUB_XY-
506T_H11.4_SJ

121190028 1

116050033 FB2 P_PTC_8.4×7.7×
4_PTH_SJ

116050033 1

116050032 FBZ1 116050032 1
S00000008 H1, H2, H3, H4 HOLD_3.5_PTH_SJ S00000008 4

121160009 J1 J_DZ_SLS_9.5_3_PTH
_L_P_H16.5_SJ

121160009 1

121160011 J2 J_DZ_SLS_7.62_2_PT
H_L_Z_H14.7_SJ

121160011 1

121010088 J3 J_WAFER_2.5_4_PTH
_L_SJ

121010088 1

121010079 J4 J_WAFER_2.5_2_PTH
_L_SJ

121010079 1

121080118 J5 J_PAIZHEN_2.54_4_P
TH_L_H8.1_SJ

121080118 1

121170127 J6, J7 J_DZ_YL_5428_SJ 121170127 2

121120001 J9 J_DZ_JX_5.0_2_PTH_L
_W7.6_H10_SJ

121120001 1

117030037 K1 K_G5Q-1A4_SJ 117030037 1

117030015 K2 K_BPD-SS-
105DM_SJ

117030015 1

115010283 L1 L_PQ2620-56uH_SJ 115010283 1

115010147 L2 L_D10×
21_CKOR0420_SJ

115010147 1
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