
Operator: 

Temperature:25 ℃File :0729-RE Data :#1 Date: 2019/7/29

Radiated Emission Measurement

Address:6F.,No.58,Ln 188,Ruey Kuang Rd,Neihu,Taipei

Syuan

Tel:+886-2-6606-8877
Fax:+886-2-6606-8875

Humidity:60 %Time: 下午 05:04:28

Condition  :

EUT : 

M/N: 

Note  : 

CISPR32 RE-Class B 10M

ion8le

Test Mode : 

Polarization: Horizontal

Distance: 10m

PoEPower :

Mk.
Frequency

(MHz)
Reading
(dBuV)

Corr. factor
(dB/m)

Result
(dBuV/m)

Limit
(dBuV/m)

Margin
(dB)

Ant.Pos
(cm)

Tab.Pos
(deg.)

Detector

Site  : Chamber_02

Comment

* 42.1250 48.7534.84 30.00 18.75peak 13.91

X 142.0350 33.1829.35 30.00 3.18peak 3.83

X 473.7750 44.6632.75 37.00 7.66peak 11.91

X 524.7000 46.0334.04 37.00 9.03peak 11.99

X 576.1100 44.8829.98 37.00 7.88peak 14.90

X 601.8150 44.4927.31 37.00 7.49peak 17.18

X 627.0350 47.7528.56 37.00 10.75peak 19.19

X 870.5050 45.5520.17 37.00 8.55peak 25.38

*:Maximum data      x:Over limit     !:over margin



Operator: 

Temperature:25 ℃File :0729-RE Data :#2 Date: 2019/7/29

Radiated Emission Measurement

Address:6F.,No.58,Ln 188,Ruey Kuang Rd,Neihu,Taipei

Syuan

Tel:+886-2-6606-8877
Fax:+886-2-6606-8875

Humidity:60 %Time: 下午 05:06:35

Condition  :

EUT : 

M/N: 

Note  : 

CISPR32 RE-Class B 10M

ion8le

Test Mode : 

Polarization: Vertical

Distance: 10m

PoEPower :

Mk.
Frequency

(MHz)
Reading
(dBuV)

Corr. factor
(dB/m)

Result
(dBuV/m)

Limit
(dBuV/m)

Margin
(dB)

Ant.Pos
(cm)

Tab.Pos
(deg.)

Detector

Site  : Chamber_02

Comment

* 43.5800 50.5834.82 30.00 20.58peak 15.76

X 43.8596 47.8932.14 30.00 17.89QP 15.75 150 360

X 96.9300 38.0232.18 30.00 8.02peak 5.84

X 473.7750 39.7030.18 37.00 2.70peak 9.52

X 524.7000 46.3133.43 37.00 9.31peak 12.88

X 550.4050 43.4029.52 37.00 6.40peak 13.88

X 576.1100 42.1529.13 37.00 5.15peak 13.02

X 627.0350 39.1825.65 37.00 2.18peak 13.53

X 716.7600 39.3122.75 37.00 2.31peak 16.56

X 870.5050 41.7223.93 37.00 4.72peak 17.79

*:Maximum data      x:Over limit     !:over margin



Operator: 

Temperature:25 ℃File :0729-RE Data :#3 Date: 2019/7/29

Radiated Emission Measurement

Address:6F.,No.58,Ln 188,Ruey Kuang Rd,Neihu,Taipei

Syuan

Tel:+886-2-6606-8877
Fax:+886-2-6606-8875

Humidity:60 %Time: 下午 05:13:44

Condition  :

EUT : 

M/N: 

Note  : 

CISPR32 RE-Class B 10M

ion8le

Power on, w/o LAN port

Test Mode : 

Polarization: Vertical

Distance: 10m

PoEPower :

Mk.
Frequency

(MHz)
Reading
(dBuV)

Corr. factor
(dB/m)

Result
(dBuV/m)

Limit
(dBuV/m)

Margin
(dB)

Ant.Pos
(cm)

Tab.Pos
(deg.)

Detector

Site  : Chamber_02

Comment

* 43.5800 50.3434.58 30.00 20.34peak 15.76

X 524.7000 47.6934.81 37.00 10.69peak 12.88

X 537.7950 43.3629.96 37.00 6.36peak 13.40

X 550.4050 44.0330.15 37.00 7.03peak 13.88

X 576.1100 40.1727.15 37.00 3.17peak 13.02

X 750.2250 38.6620.38 37.00 1.66peak 18.28

X 844.8000 42.3124.29 37.00 5.31peak 18.02

X 870.5050 42.2824.49 37.00 5.28peak 17.79

*:Maximum data      x:Over limit     !:over margin



Operator: 

Temperature:25 ℃File :0729-RE Data :#4 Date: 2019/7/29

Radiated Emission Measurement

Address:6F.,No.58,Ln 188,Ruey Kuang Rd,Neihu,Taipei

Syuan

Tel:+886-2-6606-8877
Fax:+886-2-6606-8875

Humidity:60 %Time: 下午 05:32:19

Condition  :

EUT : 

M/N: 

Note  : 

CISPR32 RE-Class B 10M

ion8e

Test Mode : 

Polarization: Vertical

Distance: 10m

PoEPower :

Mk.
Frequency

(MHz)
Reading
(dBuV)

Corr. factor
(dB/m)

Result
(dBuV/m)

Limit
(dBuV/m)

Margin
(dB)

Ant.Pos
(cm)

Tab.Pos
(deg.)

Detector

Site  : Chamber_02

Comment

X 46.8645 50.7335.12 30.00 20.73QP 15.61 150 0

* 46.9750 54.0838.47 30.00 24.08peak 15.61

X 91.1100 37.6532.08 30.00 7.65peak 5.57

X 125.0600 40.1331.55 30.00 10.13peak 8.58

X 141.0650 35.3627.49 30.00 5.36peak 7.87

250.1900 24.8316.38 37.00 -12.17peak 8.45

X 374.8350 39.9035.93 37.00 2.90peak 3.97

499.9650 30.3218.43 37.00 -6.68peak 11.89

749.2550 29.3711.13 37.00 -7.63peak 18.24

874.8700 32.2214.47 37.00 -4.78peak 17.75

*:Maximum data      x:Over limit     !:over margin



Operator: 

Temperature:25 ℃File :0729-RE Data :#5 Date: 2019/7/29

Radiated Emission Measurement

Address:6F.,No.58,Ln 188,Ruey Kuang Rd,Neihu,Taipei

Syuan

Tel:+886-2-6606-8877
Fax:+886-2-6606-8875

Humidity:60 %Time: 下午 05:36:02

Condition  :

EUT : 

M/N: 

Note  : 

CISPR32 RE-Class B 10M

ion8e

Test Mode : 

Polarization: Horizontal

Distance: 10m

PoEPower :

Mk.
Frequency

(MHz)
Reading
(dBuV)

Corr. factor
(dB/m)

Result
(dBuV/m)

Limit
(dBuV/m)

Margin
(dB)

Ant.Pos
(cm)

Tab.Pos
(deg.)

Detector

Site  : Chamber_02

Comment

* 46.9750 51.0937.90 30.00 21.09peak 13.19

X 144.4600 36.8833.45 30.00 6.88peak 3.43

X 374.8350 43.4535.74 37.00 6.45peak 7.71

625.0950 36.9717.93 37.00 -0.03peak 19.04

800.1800 33.7210.41 37.00 -3.28peak 23.31

X 874.8700 38.9013.63 37.00 1.90peak 25.27

950.0450 33.756.54 37.00 -3.25peak 27.21

*:Maximum data      x:Over limit     !:over margin


