Address:6F.,No0.58,Ln 188,Ruey Kuang Rd,Neihu,Taipei
Tel:+886-2-6606-8877
Fax:+886-2-6606-8879

Conducted Emission Measurement

Operator: Syuan
Temperature:26.3 C

File :0730-ISN Data :#1 Date: 2019/7/30 o .
1000 dBWV Time: L4 09:49:03  Humidity:45.8 %
Limit1: —_—

90 Limit2:
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Site : Chamber_03
Condition EN55032 ISN CLASS B (QP) Phase:

EUT : Power : PoE

M/N: ion8e
Test Mode : PORT1 1Gbps(idie)

Note :

Frequency Reading | Detector | Corrected Result Limit Margin Comment

Mk (MHz) (dBuV) factor(dB) | (dBuV) (dBuV) (dB)

X 0.5336| 72.96 QP 9.89 82.85 74.00 8.85

X 0.5336| 63.12 AVG 9.89 73.01 64.00 9.01

X 0.7340| 66.62 QP 9.86 76.48 74.00 2.48

X 0.7340| 57.58 AVG 9.86 67.44 64.00 3.44

X 1.2313| 71.34 QP 9.81 81.15 74.00 7.15

X 1.2313| 66.43 AVG 9.81 76.24 64.00 12.24

X 5.4250| 66.03 QP 9.74 75.77 74.00 1.77

X 5.4250| 60.35 AVG 9.74 70.09 64.00 6.09

X 10.4750| 72.65 QP 9.78 82.43 74.00 8.43

* 10.4750| 66.69 AVG 9.78 76.47 64.00 12.47

*:Maximum data

x:Over limit

l:over margin




Address:6F.,No0.58,Ln 188,Ruey Kuang Rd,Neihu,Taipei
Tel:+886-2-6606-8877
Fax:+886-2-6606-8879

Conducted Emission Measurement

Operator: Syuan
Temperature:26.3 C

File :0730-ISN Data :#2 Date: 2019/7/30 o .
1000 dBu¥ Time: J:q: 09:51:23 Humldlty458 %
Limit1: —_—
90 Limit2:
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Site : Chamber_03
Condition EN55032 ISN CLASS B (QP) Phase:
EUT : Power : PoE
M/N: ion8e
Test Mode : PORT1 1Gbps(Traffic)
Note :
Frequency Reading | Detector | Corrected Result Limit Margin Comment
Mk (MHz) (dBuV) factor(dB) | (dBuV) (dBuV) (dB)
X 0.5562| 73.89 QP 9.89 83.78 74.00 9.78
X 0.5562| 64.23 AVG 9.89 74.12 64.00 10.12
X 0.7452| 66.06 QP 9.86 75.92 74.00 1.92
X 0.7452| 57.07 AVG 9.86 66.93 64.00 2.93
X 1.2358| 69.67 QP 9.81 79.48 74.00 5.48
X 1.2358| 63.66 AVG 9.81 73.47 64.00 9.47
X 2.7095( 68.22 QP 9.75 77.97 74.00 3.97
X 2.7095( 62.22 AVG 9.75 71.97 64.00 7.97
X 10.6000| 72.34 QP 9.79 82.13 74.00 8.13
* 10.6000| 66.11 AVG 9.79 75.90 64.00 11.90

*:Maximum data

x:Over limit

l:over margin




Address:6F.,No0.58,Ln 188,Ruey Kuang Rd,Neihu,Taipei
Tel:+886-2-6606-8877
Fax:+886-2-6606-8879

Conducted Emission Measurement

Operator: Syuan
Temperature:26.3 C

File :0730-ISN Data :#3 Date: 2019/7/30 o .
1000 dBu¥ Time: J:q: 09:59:56 Humldlty458 %
Limit1: —_—

90 Limit2:
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Site : Chamber_03
Condition EN55032 ISN CLASS B (QP) Phase:
EUT : Power : PoE
M/N: ion8e
Test Mode : PORT1 100Mbps(idie)
Note :
Frequency Reading | Detector | Corrected Result Limit Margin Comment

Mk (MHz) (dBuV) factor(dB) | (dBuV) (dBuV) (dB)

X 0.5336| 73.65 QP 9.89 83.54 74.00 9.54

X 0.5336| 65.51 AVG 9.89 75.40 64.00 11.40

X 0.7362| 67.62 QP 9.86 77.48 74.00 3.48

X 0.7362| 59.97 AVG 9.86 69.83 64.00 5.83

X 1.2313| 71.34 QP 9.81 81.15 74.00 7.15

X 1.2313| 66.38 AVG 9.81 76.19 64.00 12.19

X 4.4375( 68.18 QP 9.74 77.92 74.00 3.92

X 4.4375( 62.15 AVG 9.74 71.89 64.00 7.89

X 10.5875| 72.73 QP 9.79 82.52 74.00 8.52

* 10.5875| 66.60 AVG 9.79 76.39 64.00 12.39

*:Maximum data

x:Over limit

l:over margin




Address:6F.,No0.58,Ln 188,Ruey Kuang Rd,Neihu,Taipei
Tel:+886-2-6606-8877
Fax:+886-2-6606-8879

Conducted Emission Measurement

Operator: Syuan
Temperature:26.3 C

File :0730-ISN Data :#4 Date: 2019/7/30 o .
1000 dBu¥ Time: J:fF 10:01:56 Humldlty458 %
Limit1: —_—
90 Limit2:
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Site : Chamber_03
Condition EN55032 ISN CLASS B (QP) Phase:
EUT : Power : PoE
M/N: ion8e
Test Mode : PORT1 100Mbps(Traffic)
Note :
Frequency Reading | Detector | Corrected Result Limit Margin Comment

Mk (MHz) (dBuV) factor(dB) | (dBuV) (dBuV) (dB)

X 0.5247| 72.22 QP 9.90 82.12 74.00 8.12

X 0.5247| 62.07 AVG 9.90 71.97 64.00 7.97

X 0.7384| 68.49 QP 9.86 78.35 74.00 4.35

X 0.7384| 61.25 AVG 9.86 71.11 64.00 71

X 1.2335| 71.08 QP 9.81 80.89 74.00 6.89

X 1.2335| 65.93 AVG 9.81 75.74 64.00 11.74

X 4.4353| 68.03 QP 9.74 77.77 74.00 3.77

X 4.4353( 62.49 AVG 9.74 72.23 64.00 8.23

X 10.6000| 72.00 QP 9.79 81.79 74.00 7.79

* 10.6000| 66.16 AVG 9.79 75.95 64.00 11.95

*:Maximum data

x:Over limit

l:over margin




Address:6F.,No0.58,Ln 188,Ruey Kuang Rd,Neihu,Taipei
Tel:+886-2-6606-8877
Fax:+886-2-6606-8879

Conducted Emission Measurement

Operator: Syuan
Temperature:26.3 C

File :0730-ISN Data :#5 Date: 2019/7/30 o .
1000 dBu¥ Time: J:q: 10:04:01 Humldlty458 %
Limit1: —_—

90 Limit2:
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Site : Chamber_03
Condition EN55032 ISN CLASS B (QP) Phase:
EUT : Power : PoE
M/N: ion8e
Test Mode : PORT1 10Mbps(idie)

Note :

Frequency Reading | Detector | Corrected Result Limit Margin Comment

Mk (MHz) (dBuV) factor(dB) | (dBuV) (dBuV) (dB)

X 0.5292| 73.24 QP 9.90 83.14 74.00 9.14

X 0.5292| 64.05 AVG 9.90 73.95 64.00 9.95

X 0.7384| 68.51 QP 9.86 78.37 74.00 4.37

X 0.7384| 61.45 AVG 9.86 71.31 64.00 7.31

X 1.2290| 70.05 QP 9.81 79.86 74.00 5.86

X 1.2290| 64.59 AVG 9.81 74.40 64.00 10.40

X 4.4353| 68.62 QP 9.74 78.36 74.00 4.36

X 4.4353( 62.92 AVG 9.74 72.66 64.00 8.66

X 10.6000| 72.63 QP 9.79 82.42 74.00 8.42

* 10.6000| 66.60 AVG 9.79 76.39 64.00 12.39

*:Maximum data

x:Over limit

l:over margin




Address:6F.,No0.58,Ln 188,Ruey Kuang Rd,Neihu,Taipei
Tel:+886-2-6606-8877
Fax:+886-2-6606-8879

Conducted Emission Measurement

Operator: Syuan
Temperature:26.3 C

File :0730-ISN Data :#6 Date: 2019/7/30 o .
1000 dBu¥ Time: J:fF 10:05:54 Humldlty458 %
Limit1: —_—

90 Limit2:
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Site : Chamber_03
Condition EN55032 ISN CLASS B (QP) Phase:
EUT : Power : PoE
M/N: ion8e
Test Mode : PORT1 10Mbps(Traffic)

Note :

Frequency Reading | Detector | Corrected Result Limit Margin Comment

Mk (MHz) (dBuV) factor(dB) | (dBuV) (dBuV) (dB)

X 0.5382| 73.65 QP 9.89 83.54 74.00 9.54

X 0.5382| 65.41 AVG 9.89 75.30 64.00 11.30

X 0.7384| 68.41 QP 9.86 78.27 74.00 4.27

X 0.7384| 61.45 AVG 9.86 71.31 64.00 7.31

X 1.2335| 71.01 QP 9.81 80.82 74.00 6.82

* 1.2335| 66.01 AVG 9.81 75.82 64.00 11.82

X 4.4375( 66.99 QP 9.74 76.73 74.00 2.73

X 4.4375( 61.22 AVG 9.74 70.96 64.00 6.96

X 10.0500| 71.47 QP 9.77 81.24 74.00 7.24

X 10.0500| 65.34 AVG 9.77 75.11 64.00 11.11

*:Maximum data

x:Over limit

l:over margin




Address:6F.,No0.58,Ln 188,Ruey Kuang Rd,Neihu,Taipei
Tel:+886-2-6606-8877
Fax:+886-2-6606-8879

Conducted Emission Measurement Operator: Syuan
File :0730-ISN Data :#7 Date: 2019/7/30 Temperature:26.3 C
1000 dBuv Time: FZF 10:10:19 Humidity:45.8 %
Limit1: —_—
a0 Limit2:
» H ﬂ Mh ’||1IH.IIHI_..
70
m B
50
40
30
20
10
0.0
0.150 0.5 {MHz) 5 30.000
Site : Chamber_03
Condition : EN55032 ISN CLASS B (QP) Phase:
EUT : Power : PoE
M/N: ion8e
Test Mode : PoE PORTO (ldle)
Note :
Frequency Reading | Detector | Corrected Result Limit Margin Comment
Mk (MHz) (dBuV) factor(dB) | (dBuV) (dBuV) (dB)
X 0.2478| 74.31 QP 10.11 84.42 79.83 4.59
X 0.2478| 72.14 AVG 10.11 82.25 69.83 12.42
X 0.4930| 77.80 QP 9.90 87.70 74.12 13.58
* 0.4930| 77.05 AVG 9.90 86.95 64.12 22.83
X 0.7407| 73.43 QP 9.86 83.29 74.00 9.29
X 0.7407| 69.87 AVG 9.86 79.73 64.00 15.73
X 1.2313( 78.00 QP 9.81 87.81 74.00 13.81
X 1.2313| 76.56 AVG 9.81 86.37 64.00 22.37
X 1.4788| 78.47 QP 9.80 88.27 74.00 14.27
X 1.4788( 74.77 AVG 9.80 84.57 64.00 20.57

*:Maximum data x:Over limit  !:over margin



Address:6F.,No0.58,Ln 188,Ruey Kuang Rd,Neihu,Taipei
Tel:+886-2-6606-8877
Fax:+886-2-6606-8879

Conducted Emission Measurement Operator: Syuan
File :0730-ISN Data :#8 Date: 2019/7/30 Temperature:26.3
1000  dBuv Time: |4F 10:14:57 ~ Humidity:45.8 %
Limit1: —_—
Limit2:
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Site : Chamber_03
Condition : EN55032 ISN CLASS B (QP) Phase:
EUT : Power : PoE
M/N: ion8e
Test Mode : PoE PORTO (Traffic)

Note :

Frequency Reading | Detector | Corrected Result Limit Margin Comment

Mk (MHz) (dBuV) factor(dB) | (dBuV) (dBuV) (dB)

X 0.2454| 74.27 QP 10.12 84.39 79.91 4.48

X 0.2454( 71.88 AVG 10.12 82.00 69.91 12.09

X 0.4926| 77.42 QP 9.90 87.32 74.12 13.20

* 0.4926( 76.62 AVG 9.90 86.52 64.12 22.40

X 0.7384| 73.36 QP 9.86 83.22 74.00 9.22

X 0.7384( 69.50 AVG 9.86 79.36 64.00 15.36

X 1.2313| 77.68 QP 9.81 87.49 74.00 13.49

X 1.2313| 75.99 AVG 9.81 85.80 64.00 21.80

X 1.4765| 77.38 QP 9.80 87.18 74.00 13.18

X 1.4765| 75.02 AVG 9.80 84.82 64.00 20.82

*:Maximum data x:Over limit  !:over margin



Address:6F.,No0.58,Ln 188,Ruey Kuang Rd,Neihu,Taipei
Tel:+886-2-6606-8877
Fax:+886-2-6606-8879

Conducted Emission Measurement

Operator: Syuan
Temperature:26.3 C

File :0730-ISN Data :#9 Date: 2019/7/30 o N
1000 dBWV Time: L4 10:34:12  Humidity:45.8 %
Limit1: —_—
90 Limit2:
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Site : Chamber_03
Condition EN55032 ISN CLASS B (QP) Phase:
EUT : Power : PoE
M/N: ion8le
Test Mode : PoE PORTO (Traffic)
Note :
Frequency Reading | Detector | Corrected Result Limit Margin Comment
Mk (MHz) (dBuV) factor(dB) | (dBuV) (dBuV) (dB)
X 0.2401| 76.21 QP 10.12 86.33 80.09 6.24
X 0.2401| 75.33 AVG 10.12 85.45 70.09 15.36
X 0.4823| 78.40 QP 9.91 88.31 74.30 14.01
X 0.4823| 77.60 AVG 9.91 87.51 64.30 23.21
X 0.9635| 77.12 QP 9.83 86.95 74.00 12.95
X 0.9635| 76.35 AVG 9.83 86.18 64.00 22.18
X 1.2065| 75.30 QP 9.81 85.11 74.00 11.11
X 1.2065| 70.01 AVG 9.81 79.82 64.00 15.82
X 1.4473| 80.96 QP 9.80 90.76 74.00 16.76
* 1.4473| 79.40 AVG 9.80 89.20 64.00 25.20

*:Maximum data

x:Over limit

l:over margin




Address:6F.,No0.58,Ln 188,Ruey Kuang Rd,Neihu,Taipei
Tel:+886-2-6606-8877
Fax:+886-2-6606-8879

Conducted Emission Measurement

Operator: Syuan
Temperature:26.3 C

File :0730-ISN Data :#10 Date: 2019/7/30 o .
1000 dBu¥ Time: J:q: 10:41:45 Humldlty458 %
Limit1: —_—

90 Limit2:
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Site : Chamber_03

Condition EN55032 ISN CLASS B (QP) Phase:

EUT : Power : PoE

M/N: ion8le
Test Mode : PoE PORTO (ldle)

Note :

Frequency Reading | Detector | Corrected Result Limit Margin Comment

Mk (MHz) (dBuV) factor(dB) | (dBuV) (dBuV) (dB)

X 0.2417| 77.03 QP 10.12 87.15 80.04 7.11

X 0.2417| 76.11 AVG 10.12 86.23 70.04 16.19

X 0.4827| 79.02 QP 9.91 88.93 74.29 14.64

X 0.4827| 78.12 AVG 9.91 88.03 64.29 23.74

X 0.9702| 73.44 QP 9.82 83.26 74.00 9.26

X 0.9702| 65.35 AVG 9.82 75.17 64.00 11.17

X 1.2043| 78.75 QP 9.81 88.56 74.00 14.56

X 1.2043| 73.77 AVG 9.81 83.58 64.00 19.58

X 1.4473| 83.18 QP 9.80 92.98 74.00 18.98

* 1.4473| 82.36 AVG 9.80 92.16 64.00 28.16

*:Maximum data

x:Over limit

l:over margin




Address:6F.,No0.58,Ln 188,Ruey Kuang Rd,Neihu,Taipei
Tel:+886-2-6606-8877
Fax:+886-2-6606-8879

Conducted Emission Measurement Operator: Syuan
File :0730-ISN Data :#11 Date: 2019/7/30 Temperature:26.3
1000  dBuv Time: |4F 10:47:52  Humidity:45.8 %
Limit1: —_—
Limit2:
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Site : Chamber_03
Condition : EN55032 ISN CLASS B (QP) Phase:
EUT : Power : PoE
M/N: ion8le
Test Mode : PORT1 1Gbps(idie)
Note :
Frequency Reading | Detector | Corrected Result Limit Margin Comment

Mk (MHz) (dBuV) factor(dB) | (dBuV) (dBuV) (dB)

X 0.5562| 75.23 QP 9.89 85.12 74.00 11.12

X 0.5562( 65.46 AVG 9.89 75.35 64.00 11.35

X 0.6462| 68.77 QP 9.88 78.65 74.00 4.65

X 0.6462( 59.26 AVG 9.88 69.14 64.00 5.14

X 1.4473| 71.28 QP 9.80 81.08 74.00 7.08

* 1.4473| 69.99 AVG 9.80 79.79 64.00 15.79

X 3.1347| 69.99 QP 9.74 79.73 74.00 5.73

X 3.1347( 63.91 AVG 9.74 73.65 64.00 9.65

X 10.1875| 73.31 QP 9.78 83.09 74.00 9.09

X 10.1875| 66.87 AVG 9.78 76.65 64.00 12.65

*:Maximum data x:Over limit  !:over margin




Address:6F.,No0.58,Ln 188,Ruey Kuang Rd,Neihu,Taipei
Tel:+886-2-6606-8877
Fax:+886-2-6606-8879

Conducted Emission Measurement

Operator: Syuan
Temperature:26.3 C

File :0730-ISN Data :#12 Date: 2019/7/30 o .
1000 dBu¥ Time: J:q: 10:51:29 Humldlty458 %
Limit1: —_—

90 Limit2:
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Site : Chamber_03
Condition : EN55032 ISN CLASS B (QP) Phase:
EUT : Power : PoE
M/N: ion8le
Test Mode : PORT1 1Gbps(Traffic)

Note :

Frequency Reading | Detector | Corrected Result Limit Margin Comment

Mk (MHz) (dBuV) factor(dB) | (dBuV) (dBuV) (dB)

X 0.5450| 75.81 QP 9.89 85.70 74.00 11.70

X 0.5450| 65.31 AVG 9.89 75.20 64.00 11.20

X 0.7205| 69.25 QP 9.86 79.11 74.00 5.11

X 0.7205| 62.71 AVG 9.86 72.57 64.00 8.57

X 1.4428| 68.56 QP 9.80 78.36 74.00 4.36

X 1.4428| 64.82 AVG 9.80 74.62 64.00 10.62

X 4.3385( 69.83 QP 9.74 79.57 74.00 5.57

X 4.3385( 65.42 AVG 9.74 75.16 64.00 11.16

X 10.2375| 73.43 QP 9.78 83.21 74.00 9.21

* 10.2375| 67.04 AVG 9.78 76.82 64.00 12.82

*:Maximum data x:Over limit

l:over margin




