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CPU DDR/GPIO/eMMC

OSC1_INA6

OSC1_OUTA4

OSC0_INV10

OSC0_OUTU11

GPMC_CLK/LCD_MEM_CLK/GPMC_WAIT1/MMC2_CLK/PRT1_MII1_TXEN/MCASP0_FSR/GPIO2_1 V12

GPMC_CSN0/GPIO1_29 V6

GPMC_CSN1/GPMC_CLK/MMC1_CLK/PRT1EDIO_DATA_IN6/PRT1_EDIO_DATA_OUT6/PR1_PRU1_PRU_R30_12/PR1_PRU1_PRU_R31_12/GPIO1_30 U9

GPMC_CSN2/GPMC_BE1N/MMC1_CMD/PR1_EDIO_DATA_IN7/PR1_EDIO_DATA_OUT7/PR1_PRU1_PRU_R30_13/PR1_PRU1_PRU_R31_13/GPIO1_31 V9

GPMC_WEN/TIMER6/GPIO2_4 U6

GPMC_OEN_REN/TIMER7/EMU4/GPIO2_3 T7

GPMC_CSN3/MMC2_CMD/PR1_MDIO_DATA/GPIO2_0 T13

GPMC_ADVN_ALE/TIMER4/GPIO2_2 R7

GPMC_BE0N_CLE/TIMER5/GPIO2_5 T6

GPMC_BE1N/GMII2_COL/GPMC_CSN6/MMC2_DAT3/GPMC_DIR/PR1_MII1_RXLINK/MCASP0_ACLKR/GPIO1_28 U18

GPMC_WAIT0/GM112_CRS/GPMC_CSN4/RMII2_CRS_DV/MMC1_SDCD/PR1_MII1_RXDV/UART4_RXD/GPIO0_30 T17

GPMC_AD0/MMC1_DAT0//////GPIO1_0 U7

GPMC_AD1/MMC1_DAT1//////GPIO1_1 V7

GPMC_AD2/MMC1_DAT2//////GPIO1_2 R8

GPMC_AD3/MMC1_DAT3//////GPIO1_3 T8

GPMC_AD4/MMC1_DAT4//////GPIO1_4 U8

GPMC_AD5/MMC1_DAT5//////GPIO1_5 V8

GPMC_AD6/MMC1_DAT6//////GPIO1_6 R9

GPMC_AD7/MMC1_DAT7//////GPIO1_7 T9

GPMC_AD8/LCD_DATA23/MMC1_DAT0/MMC2_DAT4/EHRPWM2A/PR1_MII_MT0_CLK//GPIO0_22 U10

GPMC_AD9/LCD_DATA22/MMC1_DAT1/MMC2_DAT5/EHRPWM2B/PR1_MII0_CRS//GPIO0_23 T10

GPMC_AD10/LCD_DATA21/MMC1_DAT2/MMC2_DAT6/EHRPWM2_TRIPZONE_INPUT/PR1_MII0_TXEN//GPIO0_26 T11

GPMC_AD11/LCD_DATA20/MMC1_DAT3/MMC2_DAT7/EHRPWM2_SYNCI_O/PR1_MII0_TXD3//GPIO0_27 U12

GPMC_AD12/LCD_DATA19/MMC1_DAT4/MMC2_DAT0/EQEP2A_IN/PR1_MII0_TXD2/PR1_PRU0_PRU_R30_14/GPIO1_12 T12

GPMC_AD13/LCD_DATA18/MMC1_DAT5/MMC2_DAT1/EQEP2B_IN/PR1_MII0_TXD1/PR1_PRU0_PRU_R30_15/GPIO1_13 R12

GPMC_AD14/LCD_DATA17/MMC1_DAT6/MMC2_DAT2/EQEP2_INDEX/PR1_MII0_TXD0/PR1_PRU0_PRU_R31_14/GPIO1_14 V13

GPMC_AD15/LCD_DATA16/MMC1_DAT7/MMC2_DAT3/EQEP2_STROBE/PR1_ECAP0_ECAP_CAPIN_APWM_O/PR1_PRU0_PRU_R31_15/GPIO1_15 U13

GPMC_A0/GMII2_TXEN/RGMII2_TCTL/RMII2_TXEN/GPMC_A16/PR1_MII_MT1_CLK/EHRPWM1_TRIPZONE_INPUT/GPIO1_16 R13

GPMC_A1/GMII2_RXDV/RGMII2_RCTL/MMC2_DAT0/GPMC_A17/PR1_MII1_TXD3/EHRPWM1_SYNCI_O/GPIO1_17 V14

GPMC_A2/GMII2_TXD3/RGMII2_TD3/MMC2_DAT1/GPMC_A18/PR1_MII1_TXD2/EHRPWM1A/GPIO1_18 U14

GPMC_A3/GMII2_TXD2/RGMII2_TD2/MMC2_DAT2/GPMC_A19/PR1_MII1_TXD1/EHRPWM1B/GPIO1_19 T14

GPMC_A4/GMII2_TXD1/RGMII2_TD1/RMII2_TXD1/GPMC_A20/PR1_MII1_TXD0/EQEP1A_IN/GPIO1_20 R14

GPMC_A5/GMII2_TXD0/RGMII2_TD0/RMII2_TXD0/GPMC_A21/PR1_MII1_RXD3/EQEP1B_IN/GPIO1_21 V15

GPMC_A6/GMII2_TXCLK/RGMII2_TCLK/MMC2_DAT4/GPMC_A22/PR1_MII1_RXD2/EQEP1_INDEX/GPIO1_22 U15

GPMC_A7/GMII2_RXCLK/RGMII2_RCLK/MMC2_DAT5/GPMC_A23/PR1_MII1_RXD1/EQEP1_STROBE/GPIO1_23 T15

GPMC_A8/GMII2_RXD3/RGMII2_RD3/MMC2_DAT6/GPMC_A24/PR1_MII1_RXD0/MCASP0_ACLKX/GPIO1_24 V16

GPMC_A9/GMII2_RXD2/RGMII2_RD2/MMC2_DAT7/GPMC_A25/PR1_MII_MR1_CLK/MCASP0_FSX/GPIO1_25 U16

GPMC_A10/GMII2_RXD1/RGMII2_RD1/RMII2_RXD1/GPMC_A26/PR1_MII1_CRS/MCASP0_AXR0/GPIO1_26 T16

GPMC_A11/GMII2_RXD0/RGMII2_RD0/RMII2_RXD0/GPMC_A27/PR1_MII1_RXER/MCASP0_AXR1/GPIO1_27 V17

MMC0_CLK/GPMC_A24/UART3_CTSN/UART2_RXD/DCAN1_TX/PR1_PRU0_PRU_R30_12/PR1_PRU0_PRU_R31_12/GPIO2_30 G17

MMC0_CMD/GPMC_A25/UART3_RTSN/UART2_TXD/DCAN1_RX/PR1_PRU0_PRU_R30_13/PR1_PRU0_PRU_R31_13/GPIO2_31 G18

MMC0_DAT0/GPMC_A23/UART5_RTSN/UART3_TXD/UART1_RIN/PR1_PRU0_PRU_R30_11/PR1_PRU0_PRU_R31_11/GPIO2_29 G16

MMC0_DAT1/GPMC_A22/UART5_CTSN/UART3_RXD/UART1_DTRN/PR1_PRU0_PRU_R30_10/PR1_PRU0_PRU_R31_10/GPIO2_28 G15

MMC0_DAT2/GPMC_A21/UART4_RTSN/TIMER6/UART1_DSRN/PR1_PRU0_PRU_R30_9/PR1_PRU0_PRU_R31_9/GPIO2_27 F18

MMC0_DAT3/GPMC_A20/UART4_CTSN/TIMER5/UART1_DCDN/PR1_PRU0_PRU_R30_8/PR1_PRU0_PRU_R31_8/GPIO2_26 F17

PORZ B15

NRESET_INOUT A10

NNMI B18

EVENT_INTR0/TIMER4/CLKOUT1/SPI1_CS1/PR1PRU1R31_16/EMU2/GPIO0_19 A15

EVENT_INTR1/TCLKIN/CLKOUT2/TIMER7/PR1PRU0_PRUR31_16/EMU3/GPIO0_20 D14

TMS C11NTRST B10

TCK A12TDI B11

TDO A11

EMU0/GPIO3_7 C14

DDR_A0F3

DDR_A1H1

DDR_A2E4

DDR_A3C3

DDR_A4C2
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DDR_A6D5

DDR_A7E2

DDR_A8D4

DDR_A9C1

DDR_A10F4

DDR_A11F2

DDR_A12E3
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DDR_D0M3

DDR_D1M4
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DDR_D7P4

DDR_D8J1

DDR_D9K1

DDR_D10K2

DDR_D11K3

DDR_D12K4

DDR_D13L3

DDR_D14L4

DDR_D15M1

DDR_CKD2

DDR_NCKD1

DDR_CSN0H2

DDR_CASNF1

DDR_RASNG4

DDR_WEnB2

DDR_BA0C4

DDR_BA1E1

DDR_BA2B3

DDR_DQM0M2

DDR_DQS0P1

DDR_DQSN0P2

DDR_DQM1J2

DDR_DQS1L1

DDR_DQSN1L2

DDR_ODTG1

EMU1/GPIO3_8 B14

VSS_RTCA5

VSS_OSC0V11

GPMC_WPN/GMII2_RXERR/GPMC_CSN5/RMII2_RXERR/MMC2_SDCD/PR1_MDIO_MDCLK/UART4_TXD/GPIO0_31 U17

DDR_CKEG3

DDR_RESETNG2

DDR_VTPJ3

DDR_A15D3

RTC_PORZ B5

VREFSSTLJ4

U26A

AM3358BZCZ100

DDR_A0
DDR_A1
DDR_A2
DDR_A3
DDR_A4
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DDR_A13
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DDR_BA0
DDR_BA1
DDR_BA2
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DDR_D11

DDR_D13
DDR_D14
DDR_D15

DDR_D12

DDR_D[15..0]

DDR_CK
DDR_CKN
DDR_CKE
DDR_CSN0
DDR_CASN
DDR_RASN
DDR_WEN
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DDR_DQS0
DDR_DQSN0
DDR_DQM1
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DDR_RESETN
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16V
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DDR_INTERFACE
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CLKOUTR199 33.0
NO LOADR198 33.0OSC1 (RTC Clock) Unused. Per datasheet, 

leave pins floating except for VSS_RTC.

JTAG_TRSTN
JTAG_TMS
JTAG_MPU_TDI
JTAG_TCK
JTAG_MPU_TDO

JTAG_MPU_IFC

JTAG_IFC

MMC1_DAT[7..0]
MMC1_DAT0
MMC1_DAT1
MMC1_DAT2
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MII2_RXDV

MII2_RXERR

MII2_TXCLK
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MII2_TXEN
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MII2_TXD3 MII2_TXD[3..0]

MII2_RXD0
MII2_RXD1
MII2_RXD2
MII2_RXD3 MII2_RXD[3..0]

MII_TXCLK
MII_TXEN

MII_RXCLK
MII_RXERR

MII_RXDV

MII_RXD[3..0]

MII_TXD[3..0]
MII_CRS
MII_COL

MII_INTERFACE

MII_INTERFACE_2
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DDR_A15

1/16W
+-1%

R193
1.00M

PIC16101 PIC16102

COC161

PIC16201PIC16202

COC162

PIC16301PIC16302

COC163

PIC16401
PIC16402

COC164

PIR11001
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