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	Ports
	DC390V


	GND_CHASSIS
	Pins
	CY2-1
	CY3-1


	Net4R7 15mm_1
	Pins
	4R7 15mm-1
	BR1-2


	Net4R7 15mm_2
	Pins
	4R7 15mm-2
	COM2-1
	CX1-2


	Net_K
	Pins
	-K
	CM03A1-G
	R203-2
	R204-1
	-K
	CM03A1-D
	R201-1
	-K
	C204-2
	CM03A1-S
	R273-2
	U26-6


	NetBR1_1
	Pins
	BR1-1
	C200-1
	D40-A
	D42-K
	D43-A
	L8-3
	R200-1
	R256-2
	U26-8


	NetBR1_3
	Pins
	BR1-3
	COM2-2
	CX1-1


	NetBR1_4
	Pins
	BR1-4
	C200-2
	R257-2
	R261-2
	R263-1


	NetC152_1
	Pins
	C152-1
	C203-1
	R275-1


	NetC152_2
	Pins
	C152-2
	C153-2
	C203-2
	C207-2
	U26-5


	NetC201_2
	Pins
	C201-2
	C202-1
	R262-1
	R270-1
	U26-7


	NetC205_1
	Pins
	C205-1
	R276-1


	NetC205_2
	Pins
	C205-2
	C209-2
	R270-2
	U26-2


	NetC206_2
	Pins
	C206-2
	R263-2
	U26-3


	NetC208_2
	Pins
	C208-2
	R202-2
	R274-1
	U26-4


	NetCN5_1
	Pins
	CN5-1
	COM1-4
	CX3-2
	ZR1-2


	NetCN5_2
	Pins
	CN5-2


	NetCN5_3
	Pins
	CN5-3
	F1-1
	ZR1-1


	NetCOM1_1
	Pins
	COM1-1
	COM2-3
	CX2-1
	CY2-2
	R266-1


	NetCOM1_2
	Pins
	COM1-2
	COM2-4
	CX2-2
	CY3-2
	R267-2


	NetCOM1_3
	Pins
	COM1-3
	CX3-1
	F1-2


	NetD41_A
	Pins
	D41-A
	L8-5
	Q28-D


	NetD42_A
	Pins
	D42-A
	Q28-G
	R256-1
	R260-2


	NetD43_K
	Pins
	D43-K
	R200-2
	R264-1


	NetR201_2
	Pins
	R201-2
	R268-2


	NetR202_1
	Pins
	R202-1
	R272-2


	NetR254_2
	Pins
	R254-2
	R258-1


	NetR255_2
	Pins
	R255-2
	R259-1


	NetR258_2
	Pins
	R258-2
	R265-1


	NetR264_2
	Pins
	R264-2
	R269-1


	NetR265_2
	Pins
	R265-2
	R268-1


	NetR266_2
	Pins
	R266-2
	R267-1


	NetR269_2
	Pins
	R269-2
	R271-1


	NetR271_2
	Pins
	R271-2
	R272-1


	NetR273_1
	Pins
	R273-1
	R356-2


	NetR275_2
	Pins
	R275-2
	R290-1


	PGND
	Pins
	-A
	-A
	-A
	R204-2


	PRI-GND
	Pins
	C153-1
	C198-2
	C199-2
	C201-1
	C202-2
	C204-1
	C206-1
	C207-1
	C208-1
	C209-1
	EC10-2
	Q28-S
	R257-1
	R259-2
	R260-1
	R261-1
	R274-2
	R276-2
	R290-2
	R356-1
	U26-1


	RVCC
	Pins
	R203-1
	R262-2



	Ports
	DC390V




