Core Size: PQ35/35
Material: 3C96
Bobbin: PQ35/35

Electrical Symbol
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L12 = 1130uH

L12 w/6,7,8 shorted = 36uH

L12 w/3,4,5 shorted = 36uH

L12 w/3,4,5,6,7,8 shorted = 25uH
All measurements taken at 100kHz
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Winding Layers

Cu foil height should fill window.

__ Mylar tape or equivalent

Bobbin
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32 Turns #26AWG

1 Turn 21.6 mil Cu foil

1 Turn 21.6 mil Cu foil

1 Turn 21.6 mil Cu foil

1 Turn 21.6 mil Cu foil

32 Turns #26AWG

Terminate Cu foil layers
with 2 strands of #20AWG



