	
	VDD
	Current standy
	Current work
	Output signal voltage
	Output Power

	#1 machine
	52V
	128mA
	1.01A
	6.4V Sawtooth wave
	52.6w

	#2 machine
	52V
	82mA
	700mA
	52v DC no 
Handshake communication square wave signal
	36.4w

	ABA
	
	
	
	
	

	New #1 machine
	52V
	82.5mA
	691mA
	52v DC no 
Handshake communication square wave signal
	35.9W

	New #2 machine
	52V
	138mA
	.993A
	6.08V Sawtooth wave
	51.9W



Put down TPS23881 from #1 machine and #2 machine  impedance
#1 machine
34pin to AGND    12.8M
35pin to AGND    15.6M
33pin to AGND    4.18M
#2 machine
34pin to AGND    12.8M
35pin to AGND    15.6M
33pin to AGND    4.2M

