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Ch1 RMS
3.27 A
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chi: boost current
chz:line current

ch3: boosted bus voltage
cha: line voltage
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Ch2 RMS
4.65 A

Ch1 RMS
4.48 A

Ch3 RMS
409 ¥V

Ch1 Max
E.60 A
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