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D-Note :-
Verify the PMIC data sheet for the recommended caps
for the DC/DC and LDO outputs and  provide the
recommended caps

Input Caps for pin 4,5,26,30

I2C ADDRESS: 0x30

R-Note :-
Refer PMIC data sheet and
schematics review checklist
for reviewing the
implementation of PMIC section
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